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Part number
 Z PCD ØD ØM ØA ØE Flange
 Teeth (mm) (mm) (mm) (mm) (mm) ref.

Price each 1 to 5
AT           PAT

Belt width
10mm

ØE

Pitch
AT 5
Belt width 10mm

-  2nd generation metric profile
-  Transmits a greater torque
-  Pitch 5mm
-  M  aterials: 

Pulley: aluminium 6082 
Flanges:  aluminium for pulleys 

withup to 46 teeth, steel for 47 teeth 
or more
-  All pulleys have flanges
- Secured by a grub screw

.Options.
- Choose from 20 to 84 teeth
-  For use with belt AT5/...

Hole for M4 
grubscrew

AT-type timing pulley
Aluminium 6082 

 
20AT5-10 20 31,84 30,60 20 6 38,10 20XL
21AT5-10 21 33,44 32,20 20 6 38,10 20XL
22AT5-10 22 34,99 33,75 20 6 39,68 21XL
23AT5-10 23 36,59 35,35 20 6 41,28 22XL
24AT5-10 24 38,19 36,95 25 6 44,70 24XL
25AT5-10 25 39,79 38,55 25 6 44,70 24XL
26AT5-10 26 41,39 40,15 25 6 44,70 24XL
27AT5-10 27 42,99 41,75 25 6 49,25 26XL
28AT5-10 28 44,59 43,35 25 6 49,25 26XL
29AT5-10 29 46,14 44,90 25 6 51,05 28XL
30AT5-10 30 47,74 46,50 30 8 51,05 28XL
31AT5-10 31 49,34 48,10 30 8 54,36 30XL
32AT5-10 32 50,94 49,70 30 8 55,56 16L
33AT5-10 33 52,54 51,30 30 8 57,15 17L
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Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -12% -25% On request
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Part number
Price each 1 to 5

AT           PAT
 Z PCD ØD ØM ØA ØE Flange
 Teeth (mm) (mm) (mm) (mm) (mm) ref.

34AT5-10 34 54,14 52,90 30 8 61,91 14H
35AT5-10 35 55,69 54,45 30 8 61,91 14H
36AT5-10 36 57,29 56,05 30 8 61,91 14H
37AT5-10 37 58,89 57,65 40 8 66,68 15H
38AT5-10 38 60,49 59,25 40 8 66,68 15H
39AT5-10 39 62,09 60,85 40 8 69,85 16H
40AT5-10 40 63,69 62,41 40 8 69,85 16H
41AT5-10 41 65,24 64,00 40 8 74,61 17H
42AT5-10 42 66,84 65,60 40 8 74,61 17H
43AT5-10 43 68,44 67,20 40 8 74,61 17H
44AT5-10 44 70,04 68,80 40 8 79,38 18H
45AT5-10 45 71,64 70,40 40 8 79,38 18H
46AT5-10 46 73,24 72,00 40 8 79,38 18H
47AT5-10 47 74,79 73,55 40 8 82,55 19H
48AT5-10 48 76,39 75,15 40 8 82,55 19H
49AT5-10 49 77,99 76,75 40 8 82,55 19H
50AT5-10 50 79,59 78,35 60 10 86,73 20H
51AT5-10 51 81,19 79,95 60 10 90,49 21H
52AT5-10 52 82,79 81,55 60 10 90,49 21H
53AT5-10 53 84,39 83,15 60 10 90,49 21H
54AT5-10 54 85,94 84,70 60 10 95,25 22H
55AT5-10 55 87,54 86,30 60 10 95,25 22H
56AT5-10 56 89,14 87,90 60 10 95,25 22H
57AT5-10 57 90,74 89,50 60 10 98,43 23H
58AT5-10 58 92,34 91,10 60 10 98,43 23H
59AT5-10 59 93,94 92,70 60 10 103,19 24H
60AT5-10 60 95,49 94,25 60 10 103,19 24H
61AT5-10 61 97,09 95,85 60 10 103,19 24H
62AT5-10 62 98,69 97,45 60 10 106,36 25H
63AT5-10 63 100,29 99,05 60 10 106,36 25H
64AT5-10 64 101,89 100,65 60 10 111,13 26H
65AT5-10 65 103,49 102,25 60 10 111,13 26H
66AT5-10 66 105,04 103,80 60 10 111,13 26H
67AT5-10 67 106,64 105,40 60 10 111,13 26H
68AT5-10 68 109,84 107,00 60 10 114,30 27H
69AT5-10 69 109,84 108,60 60 10 114,30 27H
70AT5-10 70 111,44 110,20 60 10 119,06 28H
71AT5-10 71 113,04 111,80 60 10 119,06 28H
72AT5-10 72 114,59 113,35 60 10 119,06 28H
73AT5-10 73 116,19 114,95 60 10 127,00 30H
74AT5-10 74 117,79 116,55 60 10 127,00 30H
75AT5-10 75 119,39 118,15 60 10 127,00 30H
76AT5-10 76 120,99 119,75 60 10 127,00 30H
77AT5-10 77 122,59 121,35 60 10 131,76 31H
78AT5-10 78 124,19 122,95 60 10 131,76 31H
79AT5-10 79 125,74 124,50 60 10 131,76 31H
80AT5-10 80 127,34 126,10 60 10 134,94 32H
81AT5-10 81 128,94 127,70 60 10 134,94 32H
82AT5-10 82 130,54 129,30 60 10 139,70 33H
83AT5-10 83 132,14 130,90 60 10 139,70 33H

 Pulleys available up to this size  
84AT5-10 84 133,74 132,50 60 10 139,70 33H On request On request
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