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Adjustable shaft collar
Quick adjustmentBAGR

-  For positioning, fixing or 
tightening applications on shafts

- Quick one handed installation
-  In driving direction
- Self locking – vibration resistant
- Max working temperature 80°C
-  M aterials : 

Body : Black thermoplastic (PA 6) 
Internal components :  
stainless steel 
O-ring : Nitrile (NBR)

BAGR-008 8 40 25 22,4 31 27,5 7 1,7 3,15 0,5 250 31 43,84 F
BAGR-010 10 40 25 22,4 31 27,5 7 1,7 3,15 0,5 250 30 43,84 F
BAGR-012 12 40 25 22,4 31 27,5 7 1,7 3,15 0,5 350 30 43,84 F
BAGR-015 15 40 25 22,4 31 27,5 7 1,7 3,15 0,5 350 28 54,81 F
BAGR-016 16 40 25 22,4 31 27,5 7 1,7 3,15 0,5 380 27 59,03 F
BAGR-020 20 55 30 27,4 37 32,5 7 1,7 2,65 0,5 320 51 61,97 F
BAGR-022 22 55 30 27,4 37 32,5 7 1,7 2,65 0,5 320 50 73,19 F

 Part number
                           Axial retaining  
 ØD1 ØD2 ØD3 ØD4 ØD5 L1 L2 L3 L4         force (N) Weight (g)

Price each
1 to 4

BAGR-J-8/16 22x1,5 8 - 16 0,17 12,78 F
BAGR-J-20/22 27x1,5 20 - 22 0,20 15,72 F

  Part number Ød          Used with size Weight (g)
Price each

1 to 4
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Sizes 8 - 16 Sizes 20 - 22

Dimensions in mm

L5

DISCOUNTS
Qty 1+ 5+ 10+ 25+ 50+

Disc. List -6% -12% -18% On request


