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plate 
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(g)
Price each

1 to 50

*Subject to availability - Dimensions in mm

Standard and miniature versionsGE5
GE18
-  Hook fastening
-  M aterial:  

White zinc steel or stainless steel 303

.Assembly.
-  GE5-ZB and GE5-SS are used with 

AC121-ZB and AC121-SS hooks, 
dimension X = 77.5mm to withstand 
a tension up to 350N

-  GE18-ZB and GE18-SS are used with 
AC118-ZB and AC118-SS hooks, 
dimension X = 31.1mm to withstand 
a tension up to 150N

-  Dimension X taken on the first hole of 
the hook.

.Advantages.
-  Very flexible

.Info..
-  Not sold individually, please contact us for details

.Accessories.
-  Hooks AC121, AC118 (t.imagetome1 p.125)

Standard
GE5-ZB steel 2,0 20/10th 20/10th 500 36,0 4 3,24 F
GE5-SS stainless steel 2,0 20/10th 20/10th 500 36,0 4 6,55 F
Miniature
GE18-ZB steel 1,5 8/10th 10/10th 300 6,5 4 1,92 F
GE18-SS stainless steel 1,5 8/10th 10/10th 300 6,5 4 3,10 F

Stock*

DISCOUNTS
Qty 1+ 51+ 101+ 250+ 400+ 500+

Disc. List -10% -15% -20% -25% On request
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