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Miniature linear bearing
LBE

L

ØD Ødr

- Minature slide bearing
- Material: steel

.Assembly.
-  Recommended tolerances: 

 Standard assembly 
  Shaft: 6µm / -14µm 
  Housing: 0 / +12µm 
 Precise assembly 
  Shaft: -4µm / -9µm 
  Housing: 0 / +8µm

- Depth of hardening: min. 0.8mm
- Surface hardness: HRc 58-64
- Surface roughness:  min. Ra 0.8µm

*Depending on availability - Dimensions in mm

Shaft
Load Load

Shaft

Load in direction A
Case A

Load in direction B
Case B

For 3-5mm shaft diameters

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -10% On request
Max. Basic dynamic Basic static

Part Shaft Ø No. of Weight eccentricity load - C load - CO
number (mm) ball tracks (g)  (μm) Case A (N) Case B (N) Case A (N) Case B (N)
LBE3M 3 4 1,8 4 18,40 21,20 39,40 55,80
LBE4M 4 4 2,8 4 23,50 27,00 48,60 68,70
LBE5M 5 4 3,8 4 51,30 53,00 108,00 152,00

Ødr ØD L Price each
Part number Tolerance (μm) Tolerance (μm) Tolerance (μm) 1 to 5
LBE3M 3 7 10 4 33,51 F
LBE4M 4 8 12 4 31,34 F
LBE5M 5 10 15 4 30,55 F
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