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Cylindrical reducing sleeve
MCL

Dimensions in mm

Qty Price each
Part number ØT1 ØT2 ØD L Y1 Y2 per pack 1 to 4
Steel
MCL6-8-40/B M6 M8 13 40 20 20 20 19,82 F
MCL6-10-40/B M6 M10 16 40 20 20 20 28,36 F
MCL8-10-40/B M8 M10 16 40 20 20 20 28,36 F
MCL8-12-40/B M8 M12 16 40 20 20 20 28,36 F
MCL10-12-40/B M10 M12 16 40 20 20 20 28,36 F
MCL10-16-40/B M10 M16 22 40 20 20 20 40,53 F
MCL12-16-40/B M12 M16 22 40 20 20 20 40,53 F
Stainless steel
MCL6-8-40/SS/B M6 M8 13 40 20 20 20 53,60 F
MCL6-10-40/SS/B M6 M10 16 40 20 20 20 70,75 F
MCL8-10-40/SS/B M8 M10 16 40 20 20 20 70,75 F
MCL8-12-40/SS/B M8 M12 16 40 20 20 20 70,75 F
MCL10-12-40/SS/B M10 M12 16 40 20 20 20 70,75 F
MCL10-16-40/SS/B M10 M16 22 40 20 20 20 130,85 F
MCL12-16-40/SS/B M12 M16 22 40 20 20 20 130,85 F

Steel or stainless steel

L

Y1 ØD

ØT2 ØT1

Y2

-  Male/female sleeve
-  Allows 2 rods of different diameters 

to be joined
- M aterials:  

Galvanised steel 
303 Stainless steel

- Supplied by the pack

DISCOUNTS
Qty 1+ 5+ 20+ 50+

Disc. List -5% -10% On request

Stainless 

steel

Steel


