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*Depending to availability - Dimensions in mm

Steel or stainless steel (A2)  
with nylon insert

NINA
NIN

- Conforms to DIN 934
- Anti-vibration, self locking
- Nylon insert
- M aterial: 

Chromed steel (Class 6.8) 
Stainless steel (Class A2)

- Sold by the pack

ØM

A/F  
Across flats

H

6+
-10%

1+
List

11+
On request

N° packs
Discounts

DISCOUNTS

Steel or  

stainless steel

  Thread A/F Price each
Part number   ØM Pitch Across flats H Qty per pack 1 to 5
Steel
NINA-5/B M5 0,80 8,0 5,0 500 4 8,72 F
NINA-6/B M6 1,00 10,0 6,0 500 4 11,97 F
NINA-8/B M8 1,25 13,0 8,0 200 4 10,20 F
NINA-10/B M10 1,50 17,0 10,0 200 4 22,61 F
NINA-12/B M12 1,75 19,0 12,0 200 4 34,07 F
NINA-16/B M16 2,00 24,0 16,0 100 - 37,67 F
NINA-20/B M20 2,50 30,0 20,0 50 - 31,56 F
Stainless steel
NIN-3/B M3 0,50 5,5 4,0 1000 � 32,99 F
NIN-4/B M4 0,70 7,0 5,0 1000 � 31,40 F
NIN-5/B M5 0,80 8,0 5,0 1000 � 38,84 F
NIN-6/B M6 1,00 10,0 6,0 500 � 31,37 F
NIN-8/B M8 1,25 13,0 8,0 200 � 29,30 F
NIN-10/B M10 1,50 17,0 10,0 200 � 48,15 F
NIN-12/B M12 1,75 19,0 12,0 100 � 35,07 F
NIN-16/B M16 2,00 24,0 16,0 50 � 31,24 F
NIN-20/B M20 2,50 30,0 20,0 25 - 71,96 F

Stock*

Auto locking nut DIN 985


