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BoWex® curved tooth gear coupling
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- Anti-corrosion materials
- Very low wear
- BoWex® Junior
- Maintenance free
- 2 part construction
- Curved teeth
- M aterial:  

Nylon
- Working temp.: -25°C to 
+100°C
-  Bore and keyway acc DIN6885/1-JS9, 

fixing screw supplied
- Max. speed: 6.000 rpm
- Low weight and low inertia
- Axial assembly

.Info..
-  ØD is a non-operational surface 

and is not truly circular
- Supplied un-assembled

ØA

RCN±0,08

+0,05
-0,10

RTN Torque: 5 to 24Nm

Dimensions in mm

IN stock
MANY DIFFERENT B

ORES

2 parts

hub

Socket

Elements  
of same  

size can be  
combined

COUPLE Nm
Part number  K L P F M ØH ØD

Hub
ØA 

Socket
ØB ØG

Axial
(mm)

Radial
(mm)

Angular Tkn Tkn
max.

Price  
each
1 to 4

Torque (Nm)MisalignmentBores

RTN-J-14 23 48 40 18,5 8
22
25
26

22
25
26

6,8,9
10,11
12,14

8
10,11
12,14

40 ±1 ±0,1 ±1° 5 10 21,22 F

RTN-J-19 25 52 42 19 10
27
30
32

29
29
35

12,14
16
19

14,15
14,15

19
47 ±1 ±0,1 ±1° 8 16 32,18 F

RTN-J-24 26 54 45 21,5 9

32
32
36
38

26
32
36
40

10,11,12
14,15,16
18,19,20

24

14,16
14,16
19,20

24

53 ±1 ±0,1 ±0,9° 12 24 38,81 F

DISOUNTS
Qty 1+ 5+ 10+ 25+

Disc. List -6% -12% On request
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Torque: 5 to 24Nm RTN
BoWex® curved tooth gear coupling

- Anti-corrosion material
- Very low wear
- BoWex® Junior
- Maintenance free
- 3 part construction
- Curved teeth
- M aterial:  

Nylon
- Working temp.: -25°C 
to +100°C
-  Bore and keyway acc DIN6885/1-JS9, 

fixing screw supplied
- Tolerances:
 Bore +0.05 / -0.1
 Keyway ±0.08 
- Axial assembly

.Info..
-  ØD is a non-operational surface and  

is not truly circular
- Supplied un-assembled
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Dimensions in mm

IN stock
MANY DIFFERENT B

ORES

Elements  
of same  

size can be  
combined

3 parts

  Part number  K L P M ØD ØA ØG
Axial
(mm)

Radial
(mm)

    
Angular Tkn Tkn

max.

Torque (Nm)
Price 
each
1 to 4

Misalignment

RTN-JM-14 23 50 37 6,50
22
25
26

6,7,8,9
10,11
12,14

40 ±1° ±0,3 ±1° 5 10 29,24 F

RTN-JM-19 25 54 37 8,50
27
30
32

12,14
16
19

47 ±1° ±0,3 ±1° 8 16 45,62 F

RTN-JM-24 26 56 41 7,50

26
32
36
38

10,11,12
14,15,16
18,19,20

24

53 ±1° ±0,4 ±0,9° 12 24 54,93 F

DISOUNTS
Qty 1+ 5+ 10+ 25+

Disc. List -6% -12% On request


