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Manual worm/wheel gearbox
Manual torque up to 5 NmRVM14

- Manually operated bevel gearbox
- Ratios from 1:1 to 23:1
- M aterials: 

Housing: die cast zinc 
Worm/wheel: Case hardened steel

.Accessories.
- MBEX handle
- AHEX hexagonal shaft

.Info.
- Not suitable for motorised applications

Max
Input/ torque Price each

Part number Ratio Output (Nm) Self locking 1 to 9
RVM14-1 1:1 hex 6mm 2,0 No 78,14 F
RVM14-2 2:1 hex 6mm 2,0 No 78,14 F
RVM14-2.8 2,8:1 hex 6mm 2,5 No 78,14 F
RVM14-4.33 4,33:1 hex 6mm 2,0 Yes 78,14 F
RVM14-10 10:1 hex 6mm 4,0 Yes 78,14 F
RVM14-14 14:1 hex 6mm 5,0 Yes 78,14 F
RVM14-15 15:1 hex 6mm 4,0 Yes 78,14 F
RVM14-23 23:1 hex 6mm 3,0 Yes 78,14 F

Dimensions in mm

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS
For manual 
applications

35
17

hex 6mm

Output

Input

(4) Ø4,3
42

4,2 26,5

15

29

R2 R2

13,8


