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*Subject to availabilty - Dimensions in mm

2 part rigid coupling
Easy to dismantle

-  Rigid coupling for applications 
without alignement errors

- Dependable torque transfer
- No backlash
- Easy to dismantle
- 8 locking screws supplied
- No risk of shaft damage
 - Materials:

Steel
Stainless steel

.Info..
- Replaces the SC range

SC2

stainless steel  

or steel

Steel
SC2-6 6 18 30 M3x8 30 4 41,85 F
SC2-8 8 24 35 M3x10 50 4 48,84 F
SC2-10 10 29 45 M4x12 100 4 55,01 F
SC2-12 12 29 45 M4x12 100 4 55,01 F
SC2-14 14 34 50 M5x16 190 4 61,88 F
SC2-15 15 34 50 M5x16 190 4 59,64 F
SC2-16 16 35 50 M5x16 190 4 57,75 F
SC2-20 20 42 65 M6x16 350 4 67,72 F
SC2-25 25 45 75 M6x16 390 4 71,63 F
SC2-30 30 53 83 M6x18 475 4 99,37 F
SC2-35 35 67 95 M8x25 1100 - 117,07 F
SC2-40 40 77 108 M8x25 1325 4 158,94 F
SC2-50 50 85 124 M10x25 2250 - 205,23 F
Stainless steel
SC2-6/SS 6 18 30 M3x8 25 4 66,40 F
SC2-8/SS 8 24 35 M3x10 40 4 67,72 F
SC2-10/SS 10 29 45 M4x12 90 4 82,05 F
SC2-12/SS 12 29 45 M4x12 90 4 96,02 F
SC2-14/SS 14 34 50 M5x16 160 - 109,96 F
SC2-15/SS 15 34 50 M5x16 160 4 109,96 F
SC2-16/SS 16 35 50 M5x16 160 - 112,56 F
SC2-20/SS 20 42 65 M6x16 300 4 149,46 F
SC2-25/SS 25 45 75 M6x16 325 4 158,94 F
SC2-30/SS 30 53 83 M6x18 400 - 237,25 F
SC2-35/SS 35 67 95 M8x25 925 - 325,08 F
SC2-40/SS 40 77 108 M8x25 1100 - 455,59 F
SC2-50/SS 50 85 124 M10x25 1875 - 555,26 F

ØA ØD L
Fixing 
screws 

Max 
torquePart number

Price each 
1 to 9Stock*
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DISCOUNTS Stainless steel
Qty 1+ 6+ 10+

Disc. List -15% On request

DISCOUNTS steel
Qty 1+ 6+ 20+ 40+

Disc. List -15% -20% On request
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