1[I N%][1A 303 stainless steel

BABSsSs Fast, simple locking

- Self locking

- Materials:
Bodly: Stainless steel 303
Spring: Stainless steel
Handle: PA6 plastic

- Working temp: -30°to 80°C

Advantages

- Press to unlock, Quick to insert, block,
change and stop
- Simply and easily released for performing

repetitive operations Staw‘

- Corrosion resistant \
- Support extreme loads Stee
- Ergonomic handle

- Handle designed to avoid accidental unlocking

Accessory

- CDR retaining cable

- Possibility of different colour combinations

- BAB Ball pin manufactured from hardened
stainless steel (630) offers increased double
shear strength
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Typical application
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BABss

DISCOUNTS
10+

(] List -5% On request

Double
For shear
bore resistance
lg  (H11)  (kN™)

Qdy Od; @dy

N

B5-10/SS 5 5 5
B5-15/SS 5 5 5
B5-20/SS 5 14,5 5
B5-25/SS 5 14.5 5
BAB5-30/SS 5 14,5 5
BAB6-10/SS 6 14.5 6
BAB6-15/SS 6 14,5 6
BAB6-20/SS 6 45 6
BAB6-25/SS 6 45 6
BAB6-30/SS 6 45 6
BAB6-35/SS 6 45 6
BAB6-40/SS 6 45 6
BAB6-45/SS 6 45 6
BAB6-50/SS 6 45 6

BAB8-20/SS 8 20 96 392 193 3.3 134 38 24,29 £

BAB8-25/SS 8 25 96 392 193 3.3 134 38 24.29 £

BAB8-30/SS 8 30 96 392 193 3.3 134 38 26.19 €

BAB8-35/SS 8 35 96 392 193 3.3 134 38 26.19 €

SS 8 40 96 392 193 3.3 134 38 26.19 €

SS 8 45 96 392 193 3.3 134 38 26.19 €

SS 8 50 96 392 193 82 333 134 38 26.19 €

0 20 0 392 193 96 333 134 0 60 37.98 £

0 25 0 392 193 96 333 134 0 60 37.98 £

0 30 0 392 193 333 13.4 0 60 39.81 %

0 35 0 392 193 333 13.4 0 60 39.81 %

0 40 0 392 193 333 13.4 0 60 39.81 %

0 45 0 392 193 333 13.4 0 60 39.81 %

0 50 0 392 193 333 13.4 0 60 39.81 %

0 60 .0 392 193 96 333 134 0 60 41,91 %

25 145 476 263 106 39,7 16,7 2 87 38,65 %

2-3 30 145 476 263 106 39,7 16,7 2 87 40,45 %

2-3 35 145 476 263 106 39,7 16,7 2 87 40,45 %

2-4 40 145 476 263 106 39,7 16,7 2 87 40,45 £

2-4 45 145 476 263 106 39,7 16,7 2 87 40,45 %

2-5 50 1455 476 263 106 39,7 16,7 2 87 40,45 %

2-6 60 145 476 263 106 39,7 16,7 2 87 42,55 %

2-7 70 145 476 263 106 39,7 16,7 2 87 42,55 %

2-8 80 145 476 263 106 39,7 16,7 2 87 44,33 %

6-3 6 30 19,0 476 263 140 39,7 16,7 6 55 69,18 %

6-3 6 35 19,0 476 263 140 39,7 16,7 6 55 69,18 %

6-4 6 40 190 476 263 140 397 16,7 6 55 69,18 %

-4 6 45 19,0 476 263 140 39,7 7 6 55 69,18 %

-5 6 50 190 476 263 140 397 7 6 55 69,18 %

6 60 190 476 263 140 397 7 6 55 74,58 %

6 70 190 476 263 140 397 7 6 55 74,58 €

B 6 80 190 476 263 140 39.7 7 6 55 79.01 €

WEB
Fax:|0 825 88 6000 EET X RLLIL I appell cial2@hpceurope.com 04/2019 HPC



Our other products
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Manual locking clamp,
Manual locking clamp
T

Silicone conical elasto
buffer, Male mounting

Worm and wheel set,
Hardened steel

Spur gear - precision
range, Stainless steel
316

MF

PSPE22

CHAR7520

EKGS

Shock Absorber
-universal flange,
Universal fixing

Conical flexible shaft
handlee @22, Black
PVC

Spring hinge, screwed

Backlash free
coupling Gerwah®,
from 0.5 to 35Nm
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PW_PWG05

ACLAPA

SLBS

2A motorised linear
actuator, 2 amperes

Worm - precision
range, Stainless steel

Magnetic stop for
aluminium profile,
Magnetic stop

Complementary products

Stainless steel
indexing plunger,
Stainless steel
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CDR

W

BABFCFO

BABFCFO

BAB

Retaining cable for
ball pin, Retaining
cable

Ball pin socket,
Mounting collar with a
round flange

Ball pin socket,
Mounting collar with a
oval flange

Hardened Stainless
steel ball pin,
Stainless steel
hardened



https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual locking clamp
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Silicone conical elasto buffer
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm and wheel set
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Spur gear - precision range
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Shock Absorber -universal flange
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Conical flexible shaft handlee Ø22
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Spring hinge
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Backlash free coupling Gerwah®
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=2A motorised linear actuator
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm - precision range
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Magnetic stop for aluminium profile
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Stainless steel indexing plunger
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Retaining cable for ball pin
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Ball pin socket
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Ball pin socket
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Hardened Stainless steel ball pin
http://www.tcpdf.org

