- Knurled knob with coloured insert

- Materials:

Dark grey thermoplastic
Tapped insert: black oxidised steel 5.8

- The required torque is adjusted by means of a screw.
- As soon as this torque is reached, the knurled knob will

start to slip.

Knurled tapped Torque Knob
Adjustable torque BSC

- Versions with different coloured
inserts are available, signal red,

dark grey, yellow

Screw for torque
adjustment

DISCOUNTS

Same tightening torque

Part number 9D O D2 OD3 OD4

_Grey insert

1+ 6+ 10+ 25+ |

List -5% -10% On request
Torque Price

range each

H1 T (Nm) 1to5

H

BSC26-M5 M5 26 18 23 16 27 10,5 5 0,1-03 4438¢%
BSC26-M6 M6 26 18 23 16 27 10,5 6 0,1-03 44,38%
BSC34-M6 M6 34 22 31 20 375 145 10 0,1-03 48,96 %
BSC34-M8 M8 34 22 31 20 375 145 14 0,1-03 48,96 %

Dimensions in mm
0 825 88 6000

Service 0,15 €/min
[+ prix appel
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Our other products

GB-RA

CLB.T

DzyY

Brass spur gear, Brass

Masterplate®

Die cast zinc clamping

Cylindrical stop, Steel

CuZn39Pb3 glueable insert @23, lever - male, Zamak
Cylindrical @23 with
threaded s...
\w
.LA
PR40 ZHBRA ZG4 BLHB30

Articulated foot @40,
@40

Plastic bevel gear,
1,25:1 2:1  3:1

Plastic spur gear,
Machined plastic
(delrin)

Right angled gearbox,
bored shafts, up to
4.4 Nm

PCS6ECO

PCLA_M

BSM_LOK

SSBRA

Chain sprocket - steel,
6mm (DIN 04-1)

o
BSCm

Knurled torque knobs
- male, Knurled
threaded torque

Technopolymer
clamping lever -

Long-Lok spring
plunger with internal

Complementafy products

Stainless steel bevel
gear, 1:1


https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Brass spur gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Masterplate® glueable insert Ø23
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Die cast zinc clamping lever - male
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Cylindrical stop
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Articulated foot Ø40
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Plastic bevel gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Plastic spur gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Right angled gearbox, bored shafts
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Chain sprocket - steel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Technopolymer clamping lever - female
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Long-Lok spring plunger with internal hexagonal socket
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Stainless steel bevel gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Knurled torque knobs - male
http://www.tcpdf.org

