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Flanged drill bushing
CDPC

- �For guiding drill bits during repetitive drilling or 
countersinking operations

- Good resistance in operation
- Material:  
     Case hardened steel

.Info..
-  Bore tolerance: DH7

.Advantages.
- �Facilitates the drilling operation and avoids  

wear of the drill bit
- Ensures high repeatability

Dimensions in mm

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC2-5-6 2 6 5 8 2 1,2 5,32 F
CDPC2-5-9 2 9 5 8 2 1,6 5,73 F
CDPC2.1-5-6 2,1 6 5 8 2 1,2 5,32 F
CDPC2.1-5-9 2,1 9 5 8 2 1,5 5,73 F
CDPC2.5-5-6 2,5 6 5 8 2 1,1 5,32 F
CDPC2.5-5-9 2,5 9 5 8 2 1,4 5,73 F
CDPC3-6-8 3 8 6 9 2,5 1,9 5,24 F
CDPC3-6-12 3 12 6 9 2,5 2,6 5,73 F
CDPC3-6-16 3 16 6 9 2,5 3,2 10,01 F
CDPC3.1-6-8 3,1 8 6 9 2,5 1,9 5,24 F
CDPC3.1-6-12 3,1 12 6 9 2,5 2,5 5,73 F
CDPC3.1-6-16 3,1 16 6 9 2,5 3,2 10,01 F
CDPC3.5-7-8 3,5 8 7 10 2,5 2,4 4,95 F
CDPC3.5-7-12 3,5 12 7 10 2,5 3,4 5,58 F
CDPC3.5-7-16 3,5 16 7 10 2,5 4,3 10,01 F
CDPC4-7-8 4 8 7 10 2,5 2,3 4,95 F
CDPC4-7-12 4 12 7 10 2,5 3,1 5,58 F
CDPC4-7-16 4 16 7 10 2,5 3,9 10,01 F
CDPC4.1-8-8 4,1 8 8 11 2,5 3 4,80 F
CDPC4.1-8-12 4,1 12 8 11 2,5 4,2 5,09 F
CDPC4.1-8-16 4,1 16 8 11 2,5 5,3 8,59 F
CDPC4.5-8-8 4,5 8 8 11 2,5 2,9 4,80 F
CDPC4.5-8-12 4,5 12 8 11 2,5 3,9 5,09 F
CDPC4.5-8-16 4,5 16 8 11 2,5 5 8,59 F
CDPC5-8-8 5 8 8 11 2,5 2,6 4,80 F
CDPC5-8-12 5 12 8 11 2,5 3,6 5,09 F
CDPC5-8-16 5 16 8 11 2,5 4,5 8,59 F
CDPC5.1-10-10 5,1 10 10 13 3 5,5 4,95 F
CDPC5.1-10-16 5,1 16 10 13 3 8,2 5,58 F

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC5.1-10-20 5,1 20 10 13 3 10 9,30 F
CDPC5.5-10-10 5,5 10 10 13 3 5,3 4,95 F
CDPC5.5-10-16 5,5 16 10 13 3 7,9 5,58 F
CDPC5.5-10-20 5,5 20 10 13 3 9,6 9,30 F
CDPC6-10-10 6 10 10 13 3 4,9 4,95 F
CDPC6-10-16 6 16 10 13 3 7,3 5,58 F
CDPC6-10-20 6 20 10 13 3 8,8 9,30 F
CDPC6.1-12-10 6,1 10 12 15 3 7,7 5,58 F
CDPC6.1-12-16 6,1 16 12 15 3 12 6,09 F
CDPC6.1-12-20 6,1 20 12 15 3 14 9,90 F
CDPC6.5-12-10 6,5 10 12 15 3 7,4 5,58 F
CDPC6.5-12-16 6,5 16 12 15 3 11 6,09 F
CDPC6.5-12-20 6,5 20 12 15 3 14 9,90 F
CDPC7-12-10 7 10 12 15 3 7 5,58 F
CDPC7-12-16 7 16 12 15 3 10 6,09 F
CDPC7-12-20 7 20 12 15 3 13 9,90 F
CDPC7.1-12-10 7,1 10 12 15 3 6,9 5,58 F
CDPC7.1-12-16 7,1 16 12 15 3 10 6,09 F
CDPC7.1-12-20 7,1 20 12 15 3 13 9,90 F
CDPC7.5-12-10 7,5 10 12 15 3 6,5 5,58 F
CDPC7.5-12-16 7,5 16 12 15 3 9,7 6,09 F
CDPC7.5-12-20 7,5 20 12 15 3 12 9,90 F
CDPC8-12-10 8 10 12 15 3 6 5,58 F
CDPC8-12-16 8 16 12 15 3 9 6,09 F
CDPC8-12-20 8 20 12 15 3 11 9,90 F
CDPC8.1-15-12 8,1 12 15 18 3 13 6,32 F
CDPC8.1-15-20 8,1 20 15 18 3 25 6,85 F
CDPC8.1-15-25 8,1 25 15 18 3 26 10,73 F
CDPC8.5-15-12 8,5 12 15 18 3 13 6,32 F
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Précentrage

A
CDPC

Dimensions in mm

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC8.5-15-20 8,5 20 15 18 3 20 6,85 F
CDPC8.5-15-25 8,5 25 15 18 3 25 10,73 F
CDPC9-15-12 9 12 15 18 3 12 6,32 F
CDPC9-15-20 9 20 15 18 3 19 6,85 F
CDPC9-15-25 9 25 15 18 3 23 10,73 F
CDPC9.1-15-12 9,1 12 15 18 3 12 6,32 F
CDPC9.1-15-20 9,1 20 15 18 3 19 6,85 F
CDPC9.1-15-25 9,1 25 15 18 3 23 10,73 F
CDPC9.5-15-12 9,5 12 15 18 3 11 6,32 F
CDPC9.5-15-20 9,5 20 15 18 3 18 6,85 F
CDPC9.5-15-25 9,5 25 15 18 3 22 10,73 F
CDPC10-15-12 10 12 15 18 3 11 6,32 F
CDPC10-15-20 10 20 15 18 3 17 6,85 F
CDPC10-15-25 10 25 15 18 3 20 10,73 F
CDPC10.1-18-12 10,1 12 18 22 4 20 6,85 F
CDPC10.1-18-20 10,1 20 18 22 4 30 7,46 F
CDPC10.1-18-25 10,1 25 18 22 4 37 11,46 F
CDPC10.5-18-12 10,5 12 18 22 4 19 6,85 F
CDPC10.5-18-20 10,5 20 18 22 4 29 7,46 F
CDPC10.5-18-25 10,5 25 18 22 4 36 11,46 F
CDPC11-18-12 11 12 18 22 4 18 6,85 F
CDPC11-18-20 11 20 18 22 4 28 7,46 F
CDPC11-18-25 11 25 18 22 4 34 11,46 F
CDPC11.1-18-12 11,1 12 18 22 4 18 6,85 F
CDPC11.1-18-20 11,1 20 18 22 4 28 7,46 F
CDPC11.1-18-25 11,1 25 18 22 4 34 11,46 F
CDPC11.5-18-12 11,5 12 18 22 4 17 6,85 F
CDPC11.5-18-20 11,5 20 18 22 4 26 7,46 F
CDPC11.5-18-25 11,5 25 18 22 4 33 11,46 F
CDPC12-18-12 12 12 18 22 4 16 6,85 F
CDPC12-18-20 12 20 18 22 4 25 7,46 F
CDPC12-18-25 12 25 18 22 4 31 11,46 F
CDPC12.1-22-16 12,1 16 22 26 4 37 7,84 F
CDPC12.1-22-28 12,1 28 22 26 4 62 11,05 F
CDPC12.1-22-36 12,1 36 22 26 4 78 16,15 F
CDPC12.5-22-16 12,5 16 22 26 4 36 7,84 F
CDPC12.5-22-28 12,5 28 22 26 4 60 11,05 F
CDPC12.5-22-36 12,5 36 22 26 4 76 16,15 F
CDPC13-22-16 13 16 22 26 4 34 7,84 F
CDPC13-22-28 13 28 22 26 4 58 11,05 F

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC13-22-36 13 36 22 26 4 73 16,15 F
CDPC14-22-16 14 16 22 26 4 32 7,84 F
CDPC14-22-28 14 28 22 26 4 53 11,05 F
CDPC14-22-36 14 36 22 26 4 67 16,15 F
CDPC15-22-16 15 16 22 26 4 29 7,84 F
CDPC15-22-28 15 28 22 26 4 48 11,05 F
CDPC15-22-36 15 36 22 26 4 61 16,15 F
CDPC16-26-16 16 16 26 30 4 45 9,90 F
CDPC16-26-28 16 28 26 30 4 76 12,95 F
CDPC16-26-36 16 36 26 30 4 97 17,72 F
CDPC16.1-26-16 16,1 16 26 30 4 45 14,13 F
CDPC16.1-26-28 16,1 28 26 30 4 76 17,51 F
CDPC16.1-26-36 16,1 36 26 30 4 96 22,93 F
CDPC16.5-26-16 16,5 16 26 30 4 44 9,90 F
CDPC16.5-26-28 16,5 28 26 30 4 73 12,95 F
CDPC16.5-26-36 16,5 36 26 30 4 93 17,57 F
CDPC17-26-16 17 16 26 30 4 42 9,90 F
CDPC17-26-28 17 28 26 30 4 70 12,95 F
CDPC17-26-36 17 36 26 30 4 90 17,57 F
CDPC18-26-16 18 16 26 30 4 39 9,90 F
CDPC18-26-28 18 28 26 30 4 64 12,95 F
CDPC18-26-36 18 36 26 30 4 82 17,57 F
CDPC19-30-20 19 20 30 34 5 71 12,95 F
CDPC19-30-36 19 36 30 34 5 125 17,20 F
CDPC19-30-45 19 45 30 34 5 154 25,79 F
CDPC20-30-20 20 20 30 34 5 67 12,95 F
CDPC20-30-36 20 36 30 34 5 0 17,20 F
CDPC20-30-45 20 45 30 34 5 143 25,79 F
CDPC20.1-30-20 20,1 20 30 34 5 66 17,20 F
CDPC20.1-30-36 20,1 36 30 34 5 115 22,52 F
CDPC20.1-30-45 20,1 45 30 34 5 142 32,96 F
CDPC22-30-20 22 20 30 34 5 56 12,95 F
CDPC22-30-36 22 36 30 34 5 97 17,20 F
CDPC22-30-45 22 45 30 34 5 120 25,79 F
CDPC25-35-20 25 20 35 39 5 80 16,62 F
CDPC25-35-36 25 36 35 39 5 138 20,44 F
CDPC25-35-45 25 45 35 39 5 171 30,46 F
CDPC30-42-25 30 25 42 46 5 139 24,81 F
CDPC30-42-45 30 45 42 46 5 245 29,39 F
CDPC30-42-56 30 56 42 46 5 304 44,81 F
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Our other products

ACAss

Stainless steel splined
shaft, Stainless steel

ACL-PR

Joining plate for
aluminium profile,
Right angled
connection

CDPC

Flanged drill bushing,
Steel

S_2RS

Deep groove ball
bearing, Stainless
steel

ACLEPP

Right angled bracket
for aluminium profile,
4 holes

M0

Worm and wheel set,
Bronze

VAP

Magnetic stud with
central hole, With
central hole

T5M_T10M

T type timing belt per
metre, T10 Steel
cored polyurethane

SLBE

Indexing plunger -
Spacer, Spacer for
SLB and SLBS index
bolts

VDSQ

Sliding lock
adjustment system,
Sliding lock for square
profile

DKGS

Backlash free
coupling Gerwah®,
from 0.5 to 3Nm

BPHT

Ball transfer unit bolt
fitting, Heavy

Complementary products

CDP

Flanged drill bushing,
Steel

PRES2HR

Manual workbench
press, Force up to
200kg

PRES3HR

Manual workbench
press, Force up to
400kg

PRES4HR

Manual workbench
press, Force up to
600kg

Powered by TCPDF (www.tcpdf.org)

https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Stainless steel splined shaft
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Joining plate for aluminium profile
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Flanged drill bushing
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Deep groove ball bearing
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Right angled bracket for aluminium profile
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm and wheel set
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Magnetic stud with central hole
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=T type timing belt per metre
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Indexing plunger - Spacer
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Sliding lock adjustment system
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Backlash free coupling Gerwah®
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Ball transfer unit bolt fitting
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Flanged drill bushing
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual workbench press
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual workbench press
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual workbench press
http://www.tcpdf.org

