(® Eye hook with latch

High strenght alloy steel CRLHR
- Rigging equipment |
- Material:
High strenght alloy steel red painted HILQV\

Stamping Swevv@"‘t

- @M, CE, WLL, manufacturer

- The Breaking load is calculated by multipling
the WLL by a safety factor of 4”

Heavy loads
D1
oD E
) T
DISCOUNTS
1+ 6+ 20+ 30+ |

List -10% -20% _On request

WLL Weight Price eal
Part number (k) ©D1 OD L U E (ko) 1105
CRL19-1000HR 1000 19 26 111 79 18 0300
CRL22-1500HR 1500 22 31 1257 90 225 0422
CRL272000HR 2000 27 335 142 102 24 05660
CRL31-3000HR 3000 31 40 1625 1185 29 0.780
CRL39-5000HR 5000 39 48 200 146 32 1650
CRL50-7000HR 7000 50 59 257 171 40 3130

CRL61-11000/HR 11000 61 68,5 315 228 48 5370
*Dimensions in mm
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CAP821

CHML63

BTCW

R
METC

Slat top chain acetal,
Large range 821

Worm and wheel gear
reducer, up to 138
Nm - Integrated
torque limiter

Cap for square tube to
be welded, To be
welded

Flanged sintered
bronze bush, Self-
lubricating sintered
bronze

CHAC4040NP

TBV

——

-y

LvT

Square hinge with
riveted pin, not
drilled, Square with
riveted pin,...

Cylindrical steel nut,
Steel - 1 thread

Manual lifting tables,

Miniature motorised
actuator 4A, 4 ampers

o

PW_PWG25

.

PAMF120

7kg

AC156-157

PGT

Wheel - precision
range, Bronze

Articulated fixable
foot, pressed bolt-

Strike for toggle latch,
25.5mm

Complérﬁentary products

Sliding profile, Sliding
panel support

ADL

ADL

PPS
-

VLBG

Eye bolt high
resistance, alloy steel

Female eye bolt high
resistance, alloy steel

Lifting ring, Universal
threaded

Lifting ring, Rotating
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https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm and wheel gear reducer
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https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Square hinge with riveted pin, not drilled
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