HTD type toothed bar stock Alu[%
HTD5M-BAR Aluminium

- Bar stock to be cut to length by
the customer

- The overall length is the same as
the maximum length

- Material : Aluminium suitable for hard anodising

- Finish : Supplied non-anodised
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Part number Teeth External teeth Lo Lt Price each

12HTD5M-BAR 12 17,96 150 160 9,91 €
13HTD5M-BAR 13 19,55 150 160 10,83 €
14HTD5M-BAR 14 21,14 175 200 13,80 %
15HTD5M-BAR 15 22,73 175 200 15,18 £
16HTD5M-BAR 16 24,33 175 200 16,50 £
17HTD5M-BAR 17 25,92 175 200 16,58 £
18HTD5M-BAR 18 27,51 200 200 19,72 £
19HTD5M-BAR 19 29,10 200 200 21,56 £
20HTD5M-BAR 20 30,69 200 200 23,26 £
21HTD5M-BAR 21 32,28 200 200 24,26 £
22HTD5M-BAR 22 33,88 200 200 25,25 £
23HTD5M-BAR 23 35,47 200 200
24HTD5M-BAR 24 37,06 200 200
25HTD5M-BAR 25 38,65 200 200
26HTD5M-BAR 26 40,24 200 200
27HTD5M-BAR 27 41,83 200 200
28HTD5M-BAR 28 43,42 200 200
30HTD5M-BAR 30 46,61 200 200
32HTD5M-BAR 32 49,79 200 200
34HTD5M-BAR 34 52,97 200 200
36HTD5M-BAR 36 56,16 200 200
38HTD5M-BAR 38 59,34 200 200
40HTD5M-BAR 40 62,52 200 200
42HTD5M-BAR 42 65,71 200 200
44HTD5M-BAR 44 68,89 200 200
45HTD5M-BAR 45 70,48 200 200
48HTD5M-BAR 48 75,26 200 200
50HTD5M-BAR 50 78,44 200 200
60HTD5M-BAR 60 94,36 200 200 138,47 £
72HTD5M-BAR 72 113,45 200 200 195,09 £

Dimensions in mm
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Square tube
connector, Fixed
angle

Reducing sleeve for
OP indicators,
Reduction socket

Vertical toggle clamp,
Vertical Lever Clamp -
stainless steel

Ball transfer unit light
duty, Light
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Manual workbench
press accessory for
PRES-3HR end

HTD Heavy duty
timing pulley, HTD5
Aluminium

End cap with threaded
insert for square tube,
With threaded insert

Ballscrew bearing
unit, Support

PRES-4HR, Micromet...

PRF_ECL

VBFP

BOX-CS

Nut for aluminium
profile, Steel square

HTD8M-BAR

HTD type tooth bar
stock, HTD8

Straight clevis,
Straight clevis for use

Small 6 lobe threaded
handle - female,

Complementary pfoddcts

Hose clamp, Box set
of steel hose clamps


https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Square tube connector
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Reducing sleeve for OP indicators
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Vertical toggle clamp
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Ball transfer unit light duty
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual workbench press accessory for PRES-3HR end PRES-4HR
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=HTD Heavy duty timing pulley
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=End cap with threaded insert for square tube
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Ballscrew bearing unit
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Nut for aluminium profile
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Straight clevis
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Small 6 lobe threaded handle - female
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Hose clamp
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=HTD type tooth bar stock
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