HTD type timing pulley Ste[Aluf% [+

Pitch Steel or aluminium
Smm

Belt width 15mm

- For use with RPP5 belt

- Pitch: 5smm

- Material:
Aluminium or phosphated
steel depending on size

Accessories

- Belts RPP5
- Belt tension roller GTC

Info. OE ©
- **pilot bore dimension is
given as a guide only may
vary between batches
- To be finished to size

customer
- We are unable to modify )
these parts. DISCOUNTS

Qty
D
No.of PCDQ @D Price each
Part number Material teeth extemal flange ©QE ©OM  @Di F m 1to5
12HTD5M-15F 12 19,10 17,96 23,0 130 - 20,5 260 Solid v 6.69€
14HTD5M-15F 14 2228 21,14 250 130 - 205 260 6 vV 7,07%
15HTD5M-15F 15 23,87 22,73 280 160 - 205 260 6 vV 754%
16HTD5M-15F 16 2546 2432 28,0 165 - 205 260 6 v __7.67%
18HTD5M-15F 18 2865 27,51 320 200 - 205 260 6 v 831%
20HTD5M-15F 20 31,83 3069 360 230 - 205 260 6 v 880%
21HTD5M-15F | | 21 33,42 3228 380 240 - 205 260 6 - 9.18%
22HTDSM-15F | 2| 22 3501 33,87 390 255 - 205 260 6 vV __959€
24HTD5M-15F 24 3820 37,06 420 270 - 205 280 6 v _1032€
26HTD5M-15F 26 41,38 40,24 440 300 - 205 280 6 v 10,90 %€
28HTD5M-15F 28 4456 4342 480 305 - 205 280 6 v 1174%
30HTD5M-15F 30 47,75 46,60 510 350 - 205 280 6 v 1269%€
32HTD5M-15F 32 5093 49,79 540 380 - 205 280 8 v  1334%€
36HTD5M-15F 36 57,30 56,16 600 380 - 205 280 8 v 1409%
40HTD5M-15F 40 6366 6252 710 380 - 205 280 8 v 1518%
44HTD5M-15 [ €| 44 70,03 6889 - 380 054 205 300 8 v 2281%
48HTD5M-15 | 2| 48 76,39 7525 - 380 061 205 30,0 8 v 2518%
60HTD5M-15 | E| 60 9549 9435 - 50,0 080 205 300 8 v 3734%€
72HTDSM-15 |<| 72 114,59 11345 - 500 100 205 300 8 v __5066€

*Depending on availability - Dimensions in mm
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Plastic slotted spring
plunger with ball tip,

Angular contact ball
bearing, Steel

Motor-gearbox 12V
and 24V DC, from

Compression springs
in metre length steel,

Plastic body + 0,07 to 0,2Nm by the metre
plastic...
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HTD8M_30 CHB GLB

HTD Heavy duty
timing pulley, HTD8
Steel

Worm and wheel gear
reducer, up to 22 Nm

Small 6 lobe threaded
handle - female,
Technopolymer -

Pressed steel flanged
bearing for light
loads, Sheet steel
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o = a
an ..
)
w
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Stainless steel cam
lever, Female

Moulded plastic bevel
gear (nylon), 1:1

Reaction arm, CHM
and CHMR gear
reducers reaction arm

Complementary products

RPP5

GTC

RPP heavy duty
timing belt, RPP5

Belt tensioner, For
standard applications

Male swivelling lifting
rings stainless steel,
Male swivelling - s...


https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Plastic slotted spring plunger with ball tip
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Angular contact ball bearing
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https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Compression springs in metre length steel
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https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Small 6 lobe threaded handle - female
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Pressed steel flanged bearing for light loads
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Stainless steel cam lever
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