Ste| | HTD type toothed bar stock
Steel HTD8M-BAR

- Bar stock to be cut to length by the
customer

- The overall length is the same as the
maximum length

- Material : Steel C40

- We are unable to modify this product
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Part number Teeth External teet!
18HTD8M-BAR 18 44,47

D8M-BAR 19 47,01 200
20HTD8M-BAR 20 49,56 200 200
21HTD8M-BAR 21 52,11 200 200
22HTD8M-BAR 22 54,65 200 200 58,15 £
23HTD8M-BAR 23 57,20 200 200 60,87 £
24HTD8M-BAR 24 59,75 200 200 63,57 £
25HTD8M-BAR 25 62,29 200 200 65,19 £
26HTD8M-BAR 26 64,84 200 200 70,67 £
28HTD8M-BAR 28 69,93 200 200 77.74 £
30HTD8M-BAR 30 75,03 200 200 88,57 £
32HTD8M-BAR 32 80,12 200 200 102,85 £
34HTD8M-BAR 34 85,21 200 200 111,97 £
35HTD8M-BAR 35 87,76 200 200 124,06 £
36HTD8M-BAR 36 90,30 200 200 130,12 £
38HTD8M-BAR 38 95,40 200 200 145,30 £
40HTD8M-BAR 40 100,49 200 200 159,15 £
44HTD8M-BAR 44 110,67 200 200 188,85 £
48HTD8M-BAR 48 120,86 200 200 220,95 £

Dimensions in mm
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Toggle latches,
Miniature

Crossed helical gear
crossed axis at 90°,
Machined plastic

Indexing plunger for
sheets, For sheet
metal

T type timing belt per
metre, T10 Steel
cored polyurethane

Symmetrical S shaped
hook, Steel

Quick fitting threaded
cable terminal, Cable
terminal with
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Drylin® W rail, Rail

Accessories, Plate

(delrin)
\ > -
i j}
BPVMss Mo LACM_SS KK

Stainless steel
miniature ball transfer

HTD5M-BAR

HTD type tooth bar
stock, HTD5

Worm and wheel set,
Bronze

Stainless steel cam
lever, Female

Complementary products

Rounded end feather
key, Steel
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