Linear bearing with inclined ball tracks

KKB High temperature

- A linear bearing with an inclined ball track suitable
for standard loads.
- Working temperature range: -20 to +200°C
- Can be uses with only a light lubrication
- Sealing joints included
- Materials:
Outer housing and balls: steel
Raceway: bronze
Seal: VITON®

Advantages

- Higher working load compared to standard bearings
- No risk of marking the shaft
- Suitable for high temperatures
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DISCOUNTS

1+ 5+ 10+ 25+
List -6% -12% On request
Load

Dynamic Static =~ Weight Price

C(N) Co(N) each

Part N°

KB-12AR {2000 ppowoms 3pvaz ppgooz 1,3 580 895 92,71 €
KB-16AR 16 2600 36997 24,9992 1,3 770 1180 103,88 €
TKKB-20AR 200 30w00 450o¢ 315002 1,6 30,3 1190 1910 _ 140 111,754

KKB-25AR _ 25°7°0" 4097201 58008 441993 {
KKB-30AR 307001 470001 ggo03 52’1 003 4

KKB-40AR 40 %% §27°001 g(o3 60'60/-0,: 2
All dimensions in mm
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85 37,5 1690 2720 298  150.18 £
.85 44,5 2210 3880 445 201,28 £
15 59 2460 4620 1025 252,58 €




Our other products
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Chain sprocket -
Stainless steel,
12.7mm (DIN 08B-1)

Suction cup threaded
insert, Insert for
suction cup - Socket
screw

Pull handle - Multi-
sector, Smooth hole

Bearing housing for
miniature ballscrew,
Bearing housing

BPTR_M

E15

GCL

®

CHA1056_U4

End cap with threaded
insert for round tube,
With threaded insert

Right angle helical
reducers, from 0.40 to
2.53 Nm

Linear ball slide Eco
Range, economy
range

Screw-in hinge,
Section 40X40

RPCtc

CMM

CPAS

DB

Swivel castor with
central hole, Steel -

Male rod ends DIN
1S012240-4, Steel /

Stay with safety
catch, Opens upward

Complementary products

Steel bevel gear, 2:1
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Linear bearing with
inclined ball tracks,
Heavy loads / -20°
+200°

Shaft for linear
guides, Hardened
ground steel

Shaft for linear
guides, Hardened
ground stainless steel

Closed linear
precision bearing,
Precision - steel
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