Friction torque limiter M
LC Max torque 30Nm to 240Nm

- Adjustable clutch

- Place the wheel (gear, pulley, chain sprocket)
between the two friction disks and tighten/
loosen the thread to achieve the torque setting
required.

- Supplied with 2 spring washers

- Only one can be fitted for lower transmissible
torque

- Supplied pre-bored

Material:
Steel
Friction disks do not contain asbestos

- Bore and keyway to your specifications e\
(Mini order quantity: 30)

- Friction disks should never come into contact ot
with oil as this could cause damage or affect

the performance I_
- Sprocket not supplied %\

/

DISCOUNTS

Qty
D t -5% On request
P

d Price each

G
number OFE 0Bh8 @d F max H OD L springs max(Nm) Pitch N°of teeth

1 15 3@ 18-21
LC4027 40 26 7 9 6 3 22800~ g im It - 2931€

2
1 30 3/8” 1923
LC50-27 50 35 7 10 6 3 32 355— 112 17 v 3258€

*Depending on availability - Dimensions in mm
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M[*¢2CZ  Friction torque limiter
Max torque 190Nm to 1.800Nm LC

- Adjustable clutch

- Place the wheel (gear, pulley, chain sprocket)
between the two friction disks and tighten/
loosen the thread to achieve the torque setting
required.

- Supplied with 2 spring washers

- Only one can be fitted for lower transmissible

torque
- Supplied pre-bored
- Material:
Steel LC 65-85-95-120-140-170
- Friction disks do not contain asbestos L

PG

- Bore and keyway to your specifications
(Mini order quantity: 30)

Info.
- Friction disks should never come into contact :
with oil as this could cause damage or affect
the performance
- Sprocket not supplied

QE
@B

ad
@D

DISCOUNTS

1+ 2+ 5+
List -5% On request

N° torque Recommended sprocket

LC 65-85-95-120-140-170

(€] .
number  QE ©Bh8 Od F max H @D L springs max(Nm) Pitch Neof teeth Ty Price each

53 1 0 s 27
e —_———— 12 21
LC65-2-10 65 45 10 16 9 4 36— — Iz 2 v 4717€
59 1 130 98 3
ou 2 1 #

LC85-2-15 85 52 1516 11 4 45— i v 5926€
LC95215 95 60 15 17 11 4 52 67— 190 45 % 88,49 €
- 2 340 34 i ’

180 g B

LC1202:20 120 73 20 19 16 4 64 78— — % 5 v 10500€
1 650 s 35

LC140-2:20 140 90 20 22 17 4 85 865—,——— ' - 17403€
1 1000 34 35

LC170-2-28 170 100 28 255185 4,5 90 94 25 - 20698€
2 1800 171/4 22

*Depending on availability - Dimensions in mm
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Our other products
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BC3

WINGbrEcrou

H02SS

Angular contact ball
bearing, Steel

Panamech, Multi-
Beam stainless steel,

Manually tightened
wing nut DIN315,

Needle roller universal
joint - Stainless steel,

Stainless steel - with Brass DIN 315 Heavy duty
clampin... DIN808-7...
SUPss PTKss CLB_T BAC105
.

Self-centering
clamping hub
stainless steel,
Without locknut

Foot for the food
industry, Stainless
steel - 3-A standard

Die cast zinc clamping
lever - male, Zamak

&

GB-RA

CHM30-MOT

DOMI50

Brass spur gear, Brass
CuZn39Pb3

Asynchronous AC

Domino 50 adjustable
slide, Slide DOMILINE

’ ACompIementa ry p'r'oducts

Storage bin, 8mm

Lip seal for panel,
Door seal - @ 4mm

O
LC

DSF

OB

Friction clutch, 30 to
240 Nm

Slip friction clutch, 4
to 2600 Nm

Vari-Tork® slip
friction clutch, 0.53 to
1.32Nm

Vari-Tork® slip
friction clutch, 0.53 to
1.32 Nm


https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Angular contact ball bearing
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Panamech, Multi-Beam stainless steel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manually tightened wing nut DIN315
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Needle roller universal joint - Stainless steel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Self-centering clamping hub stainless steel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Foot for the food industry
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Die cast zinc clamping lever - male
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Storage bin
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Brass spur gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Asynchronous AC motorgearboxes 0.09 to 0.22kW
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Domino 50 adjustable slide
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Lip seal for panel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Friction clutch
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Slip friction clutch
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Vari-Tork® slip friction clutch
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Vari-Tork® slip friction clutch
http://www.tcpdf.org

