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Stainless steel bi-directional leadscrew
1 right hand start, 1 left hand start LRHss

ØD

B BA

P
30°

- �Lead screw with 1 right hand 
thread and 1 left hand thread

- �Machined trapezoidal thread 
conforming to DIN 103

- Thread tolerance: 7e class 100
- Machined
- Material: Stainless steel 304

.Uses.
- Machine tools
- Lathe main screw

1 start

Dimensions in mm

Pitch
Part number ØD P (mm) A (mm) B (mm) Prix each
Length 1000mm
LRH164-1/SS 16 4 20 490
LRH184-1/SS 18 4 20 490
LRH204-1/SS 20 4 20 490
LRH245-1/SS 24 5 20 490
LRH306-1/SS 30 6 20 490
LRH326-1/SS 36 6 20 490
Length 2000mm
LRH164-2/SS 16 4 20 990
LRH184-2/SS 18 4 20 990
LRH204-2/SS 20 4 20 990
LRH245-2/SS 24 5 20 990
LRH306-2/SS 30 6 20 990
LRH326-2/SS 36 6 20 990

stainless 
steel

NEW !



Our other products

AC

Strike for toggle latch,
18mm

E60B

Right angle helical
reducers, from 4.50 to
24 Nm

PLA

Flat magnet, Flat
magnet with threaded
hole

LRR

Spring loaded latch,
Spring loaded latch

IN1

Internal gear,
Machined plastic
(delrin)

BAC105

Storage bin, 8mm

PTRSS

Idler chain sprocket,
For hostile
environments

BCM_MPBT

Modular cylindrical
brush, PBT polyester
bristles

DB

Steel bevel gear, 2:1

B

Steel bevel gear, 1:1

SSG1_304L

Stainless steel spur
gear, Stainless steel
304L

PM2

Wormwheel ,
Machined plastic
(delrin)

Complementary products

LRM

Trapezoidal bronze
nut, Bronze - 1 thread

BFM

Flanged bronze nut,
Bronze - 1 thread

BAGtr

Lead screw clamping
collar, Aluminium

VKM

Square steel nut,
Steel - 1 thread
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