
Threaded locking clamp
Quick and easy mountingMBF

- �Hexagonal headed sleeve for quickly fastening 
a shaft

- �By tightening the sleeve with a spanner,  
a shaft can be fixed in any required position

- Smooth bore
- M�aterial: 

303/304 stainless steel

.Application.
- �Supporting sensors, connecting tubes when 

assembling small structures  

.Accessories.
- �To be used with APBC rods, NSP, NSU or NSD 

support clamps or NRV and NRR joints

Depending on availability - Dimensions in mm

A/F

ØM ØA

H2 H1

Suitable for food 
industry use

stainless steel

Ext thread Across flat Price each
Part number For rod ØA ØM H1 H2 A/F 1 to 4
MBF8-12 8 M12x1,5 5 12 15 4 4,94 F
MBF10-14 10 M14x1,5 5 12 17 4 5,16 F
MBF12-16 12 M16x1,5 6 12 19 4 5,47 F

Stock*

DISCOUNTS
Qty 1+ 5+ 10+ 20+

Disc. List -5% -10% On request
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Our other products

BLHB30

Right angled gearbox,
bored shafts, up to
4.47 Nm

ZBRA

Machined plastic
bevel gear , 1:1

UCP_PBT

Stainless/Polymer
pillow block bearing,
Polymer and stainless
steel

PSP

Support profile, Panel
support

IBJss

Ball and socket joint,
Stainless steel

SSG1_304L

Stainless steel spur
gear, Stainless steel
304L

RHTtcss

High Temperature
Castor, up to 200kg

MBEX

Hexagonal ended
handle, Hexagonal
ended handle

HG5-ECO

Eco range Spur gear,
Steel C45

BWU

Compact precision
slide, from 1510 N to
10500 N

RURp

Fixed castor with
plate, Polyurethane -
Aluminium rim (Free
running)

V3RA

3-spoked handwheel
without handle,
Polyamide

Complementary products

APBC

Circular rod, Round
rod

NSP

Right angled support
clamp, Right angled
support clamp
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