Thermoplastic T handle
PGNT Pull or push

- Handle with threaded insert or threaded stem
- Material:
Black glass fibre reinforced thermoplastic
Threaded insert: brass
Threaded stem: Chromed steel

- Excellent grip
- Mechanical linkage applications
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DISCOUNTS

[N 1+ 10+ 20+ 50+ 100+ 200+ |

List -5% -10% -15% -20% _On request |

Weight Price each
Part number A (kg) 1t09

With threaded insert
[40-M5 40 13 5 13 305 20 10 - 0,011 2,33 €
T50-M5 50 15 5 14 24 16 10 - 0.013 243 €
[60-M6 60 17 6 16 315 23 12 - 0,017 324 €
[71-M8 71195 8 20 36 19 20 - 0,028 5,01 %
[71-M10 71195 10 20 36 19 20 - 0,030 5,51 %
[80-M10 80 26 10 26 395 26 25 - 0,048 6,41 £
[80-M12 80 26 12 26 395 26 25 - 0,056 7.48 %

With threaded stem
[40-M5-15 40 13 M5 13 305 20 - 15 - 1.26 €
[50-M5-20 50 15 M5 14 24 16 - 20 - 2,20 €
[60-M6-25 60 17 M6 16 315 23 - 25 - 2,51 %
T71-M8-30 71 195 M8 20 36 19 - 30 - 3,70 £
[71-M10-30 71 195 M10 20 36 19 - 30 - 4,24 £
[80-M10-30 80 26 M10 26 395 26 - 30 - 4,91 €
[80-M12-40 80 26 M12 26 395 26 - 40 - 5.81%

Dimensions in mm
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Our other products
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GARQT

DILC

LINK64

Quarter turn lock pin
for clamping, Quarter
turn

Indexing plunger with
cam, with cam

Double output shaft,
For CHB gearbox

Synchronous AC
Motor and- gearbox ,
from 1.3 to 6Nm
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ACLBDB

HO02

KKSS

BPM-Z

Closing mechanism
for aluminium profile,
Dual ball catch

Single needle roller
universal joint, Heavy
duty

Rounded end feather
key, Stainless steel

Plastic slotted spring
plunger with ball tip,
Plastic body +
plastic...

—

PRF-SCREEN-1

PRES4HR

AT10-32ECO

Pull handle - Multi-
sector, Tapped
recessed insert

Screen support, Basic
support

Manual workbench
press, Force up to
600kg

Complementary products

PGNT

PCH

Thermoplastic T
handle, With threaded
insert

Knob for gripping,
Mushroom

AT type timing pulley,
Economy range -
AT10 aluminium



https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Quarter turn lock pin for clamping
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Indexing plunger with cam
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Double output shaft
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Synchronous AC Motor and- gearbox 
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Closing mechanism for aluminium profile
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Single needle roller universal joint
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Rounded end feather key
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Plastic slotted spring plunger with ball tip
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Pull handle - Multi-sector
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Screen support
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Manual workbench press
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=AT type timing pulley
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Thermoplastic T handle
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Knob for gripping
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