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Dual purpose strip and cover for aluminium profile

.PRF-PSP dual purpose sealing strip.
Used for: �
- �With open side facing in; to close slots in the profile
- �With open side facing out; to support panels up to 6mm 

thick (Thin panels may require additional silicon or rubber 
strip, not supplied)

Assembly: Clip in or slide from one end and cut to length.

.PRF-PR-2 cover.
Used for:
- Covering slots in profiles
- Electrical cables or tubing can be run in the slot
- Can be marked as a ruler 
Assembly:
- �Slide or push into slot, cutting to length with sheet metal 

scissors

Inserts into profile slotPRFpsp
PRFpr

PRF-PR

PRF-PSP

Part number
		  Length	 Weight	 Price each
	 Material	 (mm)	 (kg/m)	 1 to 49

*Depending on availability - Dimensions in mm

50+
-5%

100+
On request

1+
List

Qty.
Disc.

DISCOUNTS

Stock*
Dual purpose strip
PRF-PSP Hard grey PVC 2000 0,25 4 3,98 F
Cover
PRF-PR-2 Aluminium 2000 0,28 - 8,60 F



Our other products

CHAE6555

Decorative screwed
hinge, Aluminium

BLHM30

Right angled gearbox,
double output shafts,
up to 4.4 Nm

PTAF80-PAMF80

Articulated fixable
foot with pressed
base Ø80, Ø 80

PRES

Manual workbench
press accessory for
PRES-3HR end
PRES-4HR, Tool hol...

RURt

Swivel castor with
central hole,
Polyurethane -
Aluminium rim (Free
...

HDSS

Needle roller double
universal joint -
Stainless steel, Heavy
duty

PT821

Drive sprocket for slat
top chain, Ranges 821
and 805

MHSC

Single-disc flexible
coupling, Single disk

BUH77

Motor-gearbox 12V
and 24V DC, from 0.1
to 2 Nm

RFK48B

Hypoid gearbox -
Stainless steel, up to
350 Nm

AC

Strike for toggle latch,
12mm

CHT

Asynchronous AC
Motor, 0.18 to 0.55kW

Complementary products

PRF4545

Standard aluminium
profile, 45 x 45 mm
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