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With external teeth

K1 for
DIN screw

Part number ØD1 ØD3 ØA ØD2 H1 T1 T2 S1 S2 912 R1 R2 B H2
PRT-01-30-TO 91 42.5 30 82 21 8x45° 8x45° M4 4.5 M4 41 29.0 4,5 30,4
PRT-01-60-TO 145 74,0 60 130 23 10x36° 20x18° M5 5.5 M5 65 51,5 4,5 34,5
PRT-01-100-TO 170 112,0 100 160 25 12x30° 16x22,5° M5 5.5 M5 80 69,0 5,5 36,0
PRT-01-150-TO 235 165,0 150 220 25 12x30° 16x22,5° M5 5.5 M5 110 96,5 5,5 37,5
PRT-01-200-TO 285 215,0 200 274 30 12x30° 16x22,5° M6 7.0 M6 137 124,0 7,0 41,5
PRT-01-300-TO 430 320,0 300 410 30 12x30° 16x22,5° M8 9.0 M8 205 186,5 8,5 46,5

PRT

- iglidur® PRT geared slewing ring bearing
-  The interior ring is fixed, the larger  

external ring supports the load.
-  General characteristics: 

See PRT tables
- M aterial: 

Moving part iglidur® J 
Aluminium ring EN AW6061/6060,  
hard anodised 
Screws: Stainless steel

-  4 gear styles available: Spur gear DIN3967  
or belt pulleys; T10, AT10 or HTD8M
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PRT

Dimensions in mm
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DISCOUNTS

N° of External
teeth PCD diameter Price each

Part number Pitch/module Z ØP ØD 1 to 4
Tooth profile for Spur gear DIN 3967
PRT01-30-TO-ST 2 54 108 112 344,37 F
PRT01-60-TO-ST 2 90 180 184 414,66 F
PRT01-100-TO-ST 2 96 192 196 606,60 F
PRT01-150-TO-ST 2 126 252 256 843,05 F
PRT01-200-TO-ST 2 152 304 308 1 060,39 F
PRT01-300-TO-ST 3 152 456 462 2 181,62 F
Tooth profile for AT10 pulley
PRT01-30-TO-AT10 AT10 34 108,23 108,23 344,37 F
PRT01-60-TO-AT10 AT10 52 165,52 165,52 414,66 F
PRT01-100-TO-AT10 AT10 60 187,30 187,30 606,60 F
PRT01-150-TO-AT10 AT10 80 250,90 250,90 843,05 F
PRT01-200-TO-AT10 AT10 96 301,90 301,90 1 060,39 F
PRT01-300-TO-AT10 AT10 144 352,85 352,85 2 181,62 F
Tooth profile for T10 pulley
PRT01-30-TO-T10 T10 34 108,23 106,40 344,37 F
PRT01-60-TO-T10 T10 52 165,52 163,80 414,66 F
PRT01-100-TO-T10 T10 60 187,30 189,20 606,60 F
PRT01-150-TO-T10 T10 80 250,90 252,90 843,05 F
PRT01-200-TO-T10 T10 96 301,90 303,90 1 060,39 F
PRT01-300-TO-T10 T10 144 352,85 456,70 2 181,62 F
Tooth profile for HTD8M pulley
PRT01-30-TO-HTD8M HTD8M 44 112,05 110,70 344,37 F
PRT01-60-TO-HTD8M HTD8M 66 168,07 166,70 414,66 F
PRT01-100-TO-HTD8M HTD8M 74 188,45 187,10 606,60 F
PRT01-150-TO-HTD8M HTD8M 100 254,65 253,30 843,05 F
PRT01-200-TO-HTD8M HTD8M 120 305,60 304,30 1 060,39 F
PRT01-300-TO-HTD8M HTD8M 180 458,36 457,10 2 181,62 F

Spur gear  
DIN 3967

AT10  
pulley

T10  
pulley

HTD8M  
pulley



Our other products

NK80

Drylin®N miniature
guiding system, Width
80mm

BPHR

Ball transfer unit
housed spring loaded,
High

GPB

Threaded spherical
knob, With brass
insert

CM_CO

Tools Hygienic Usit®
and Hygienic
Design®, Protective
inserts for ...

MSP23

Masterplate®
glueable insert Ø23,
Cylindrical Ø23 with
threaded s...

KKB-AR

Linear bearing with
inclined ball tracks,
Standard loads / -20°
+20...

FBL6000_K1

Brush strip per meter
PA6 fibres Ø0.2 to
Ø0.3, Black polyamide
6 -...

KK

Rounded end feather
key, Steel

CHA38_SS

Stainless steel face
frame hinge, Surface
mount

PTA40

Articulated foot with
solid base foot Ø 40,
3000N

BZY

Cylindrical elasto
mount, Steel

ACLBDB

Closing mechanism
for aluminium profile,
Dual ball catch

Complementary products

T10courroie

T type timing belt,
T10 Steel cored
polyurethane

G2

Steel spur gear, Steel
20NCD2

AT10courroie

AT type timing belt,
AT10 Steel cored
polyurethane

RPP8

RPP heavy duty
timing belt, RPP8
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