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For Ø18 - Ø33 tubes

Tube Weight Price each
Part number ØT L ØD ØD1 P (g) Stock* 1 to 59
PSPT18-115 18-19 115 31 44 110 62 4 3,15 F
PSPT20-115 20-21 115 31 44 110 56 4 2,79 F
PSPT22-115 22-23 115 31 44 110 46 4 2,42 F
PSPT24-125 24-25 125 36 49 120 72 4 3,60 F
PSPT26-125 26 125 36 49 120 60 4 3,15 F
PSPT27-125 27-28 125 36 49 120 50 4 3,03 F
PSPT29-125 29 125 36 49 120 50 4 3,03 F
PSPT30-130 30 130 42 51 125 92 4 3,60 F
PSPT33-130 33 130 42 51 125 74 4 3,15 F

PSPT

- Tube handle with collar
- Smooth interior
- M aterial: 

Black PVC

.Assembly.
-  Fit using a mallet,  

no adhesive required

.Advantages.
-  Resists oil, shocks and low 

temperatures 

60+
-5%

200+
On request

100+
-10%

1+
List

Qty
Disc.

DISCOUNTS

ØD

ØT
ØD1

P L

Flexible tube handle

Typical application

*Depending on availability - Dimensions in mm
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For shafts Ø6 to Ø12 PSPE20

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø20

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

*Depending on availability - Dimensions in mm

Weight Price each
Part number ØD ØD1 ØT L P (g) 1 to 59
PSPE20-43-6 20 14 6 43 40 11 - 1,74 F
PSPE20-43-7 20 14 7 43 40 10 - 1,65 F
PSPE20-43-8 20 14 8 43 40 10 - 1,59 F
PSPE20-43-10 20 14 10 43 40 9 - 1,53 F
PSPE20-43-12 20 14 12 43 40 8 - 1,47 F

L

P

ØD1 ØT ØD

Stock*
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For shafts Ø7 to Ø14PSPE22

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø22

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

*Depending on availability - Dimensions in mm

Weight Price each
Part number ØD ØD1 ØT L P (g) 1 to 59
PSPE22-60-7 22 17 7 60 58 24 - 2,76 F
PSPE22-60-8 22 17 8 60 58 23 - 2,58 F
PSPE22-60-9 22 17 9 60 58 23 - 2,49 F
PSPE22-60-10 22 17 10 60 58 22 - 2,43 F
PSPE22-60-12 22 17 12 60 58 21 - 2,31 F
PSPE22-60-14 22 17 14 60 58 20 - 2,25 F

L

P

ØD1 ØT ØD

Stock*
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For tubes Ø12 to Ø22 PSPD18

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

*Depending on availability - Dimensions in mm

Weight Price each
Part number L ØT ØC P (g) 1 to 59
PSPD18-118-12 118 12 28 113 52 - 4,14 F
PSPD18-118-14 118 14 28 113 45 - 3,84 F
PSPD18-118-16 118 16 28 113 40 - 3,54 F
PSPD18-118-18 118 18 28 113 35 - 3,18 F
PSPD18-118-20 118 20 28 113 28 - 2,43 F
PSPD18-118-21 118 21 28 113 26 - 2,25 F
PSPD18-118-22 118 22 28 113 22 - 2,07 F
PSPD18-118-22L 118 22 28 113 19 - 2,13 F

L

P

ØT ØC

Typical application

Ergonomic handle

Stock*
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For tubes Ø18 and Ø22PSPD40

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

*Depending on availability - Dimensions in mm

Weight Price each
Part number L A B ØT P (g) 1 to 59
PSPD40-112-18 112 26 40 18 106 49 - 4,59 F
PSPD40-112-22 112 26 40 22 106 47 - 4,59 F

P

L A

ØT
B

Typical application

Ergonomic handle

Stock*



Our other products

AC144

Strike for toggle latch,
22mm

PSG3

Spur gear - precision
range, Case hardened
steel 20NCD2

R_RR

Narrow spur rack,
Steel

PX

Optional output shaft
stainless steel, P
gearboxes double
sided outp...

PW_PWG3

Worm - precision
range, Steel

ERF

Quick fitting threaded
cable terminal, Cable
terminal with
threaded ...

PTCR

Adjustable furniture
foot, square tube

RIMtce

Locking castor, with
central hole

PPOss

Pad eye on mounting
plate oval, Stainless
steel

ACLEFS

Floor anchor for
aluminium profile,
Adjustable

CHML50

Worm and wheel gear
reducer, up to 107
Nm - Integrated
torque limiter

PCS37

Chain sprocket - steel,
9.525mm (DIN06B-1)

Complementary products

PSPD18

Flexible tube handle,
Black PVC

PSPT

Flexible tube handle,
PVC

PSPD40

Flexible tube handle,
Black PVC

PSPE22

Conical flexible shaft
handlee Ø22, Black
PVC
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