s Output shaft 211 ok 2241

For P and PF gearboxes
PDx

- Optional accessory for adding outputs shafts
to P and PF gearboxes

Composition
- Single sided shaft kit P-x: Stainless steel 303 shaft,

ess
2 steel keys and 2 steel circlips ta|t“‘e\
- Double sided shaft kit P-dx: Stainless steel 303 e
shaft, 3 steel keys and 2 steel circlips Q Q // s
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Smgle sided shaft P-X Double sided shaft P-DX

Single sided Double sided DISCOUNTS

Typical applications oty EETER™ 6+ |
(Y List -10% -15% On request |

For Pri h
Part number gearbox ©D O P X tice gac
Slngle sided
P20-X P20-PF20 6 50,80 22 2360 300 25 K2x22 v 39,49 £
P30-X P30-PF30 8 6390 28 2980 300 32 K2x22 ¢ 46,41 £
P40-X P40-PF40 10 76,60 32 3420 350 40 K3x20 v 52,16 £
P45-X P45-PF45 12 88,10 38 4020 4,00 45 K4x25 - 56,03 £
P55-X P55-PF55 15 101,10 46 4820 4,00 50 K5x30 - 62,06 £
P60-X P60-PF60 20 119,80 54 56,60 450 60 K6x32 - 72,95 %
P70-X P70-PF70 25 13580 60 62,60 450 70 K8x40 - 83,83 £
Double 5|ded
P20-DX P20-PF20 6 7360 22 2360 150 25 K2x22 - 52,00 £
P30-DX P30-PF30 8 9380 28 2980 545 32 K2x22 - 56,52 £
P40-DX P40-PF40 10 11420 32 3420 990 40 K3x20 - 64,73 £
P45-DX P45-PF45 12 130,20 38 4020 400 45 K4x25 - 70,73 £
P55-DX P55-PF55 15 14820 46 4820 9,90 50 K5x30 - 77,07 £
P60-DX P60-PF60 20 176,60 54 56,60 4,50 60 K6x32 - 89,62 £
P70-DX P70-PF70 25 202,50 60 62,60 4,50 70 K8x40 - 102,16 £

Dimensions in mm
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Our other products

RCC_RCX

BSM_LOK

GFX

RURt

Spherical tilt washer -
DIN6319, concave

Long-Lok spring
plunger with internal
hexagonal socket,

Curved tooth
coupling, economy
range, Steel and

Swivel castor with
central hole,
Polyurethane -

LONG-LOK - s... polyamide Aluminium rim (Free
-
4 | | & L
& e »|
ACM_AZ GB-RA08 GE

Mounting bracket for
bonnet fastener, Hook

Brass spur gear, Brass
CuZn39Pb3

Sealed flange bearing
unit for Food Industry,
cover

Toggle latches,
Miniature

DOMI80

JCDss

& )
PRS30

Domino 80 adjustable
slide, Slide DOMILINE
80

Double universal joint
- Stainless steel, Low
duty

Stainless steel
articulated foot @30,
@ 30

Complementary products

A

P15

PF15

Worm and wheel gear
reducer, up to 3,75
Nm

Worm and wheel gear
reducer, up to 3,75
Nm

Adjustable support
clamp, Adjustable
support clamp



https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Spherical tilt washer - DIN6319
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Long-Lok spring plunger with internal hexagonal socket
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Curved tooth coupling, economy range
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Swivel castor with central hole
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Mounting bracket for bonnet fastener
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Brass spur gear
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Sealed flange bearing unit for Food Industry
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Toggle latches
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Domino 80 adjustable slide
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Double universal joint - Stainless steel
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Stainless steel articulated foot Ø30
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Adjustable support clamp
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm and wheel gear reducer
https://shop.hpceurope.com/an/produit.asp?mtm_campaign=PDF&prid=Worm and wheel gear reducer
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