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 Part number
Z

Teeth ØP ØD ØM ØA
Undercut
Ø x width S AS

Price each 1 to 5

Chain sprocket DIN 05B-1

-  Pitch 8mm (DIN 05B-1)
-  Roller diameter 5mm
-  M aterial:  

Steel 20NCD2

.Accessories.
-  SBR-8 or SBS-8 chains

2,8

ØP
ØM

ØD

16

Undercut

2,8 3,2

ØAH8

S AS

Pitch
8mm

Steel

S 8-8 8 20,90 24,11 14 6 11,37 x 3 12,97 F 10,93 F
S 8-9 9 23,39 26,78 14 6 - 13,22 F 11,04 F
S 8-10 10 25,89 29,42 17 8 - 13,84 F 11,57 F
S 8-11 11 28,40 32,04 18 8 - 13,82 F 11,57 F
S 8-12 12 30,90 34,65 20 8 - 13,82 F 11,57 F
S 8-13 13 33,42 37,25 20 8 - 13,98 F 11,70 F
S 8-14 14 35,95 39,84 20 8 - 14,06 F 11,80 F
S 8-15 15 38,48 42,48 28 8 - 14,31 F 12,04 F
S 8-16 16 41,00 45,00 30 8 - 14,65 F 12,28 F
S 8-17 17 43,53 47,53 30 8 - 15,06 F 12,68 F
S 8-18 18 46,07 50,16 30 8 - 15,58 F 13,02 F
S 8-19 19 48,61 52,74 30 8 - 16,01 F 13,42 F
S 8-20 20 51,14 55,31 30 8 - 16,48 F 13,84 F
S 8-21 21 53,67 57,88 30 8 - 17,45 F 14,68 F
S 8-23 23 58,75 63,00 30 8 - 17,85 F 14,94 F
S 8-25 25 63,82 68,12 35 10 - 17,90 F 16,01 F
S 8-27 27 68,91 73,24 35 10 - 24,15 F 20,29 F
S 8-30 30 76,53 80,91 40 10 - 25,98 F 21,80 F
S 8-33 33 84,16 88,58 40 10 - 27,88 F 23,34 F
S 8-35 35 89,24 93,68 40 10 - 28,45 F 23,93 F
S 8-36 36 91,78 96,24 40 12 - 29,53 F 24,78 F
S 8-38 38 96,87 101,34 40 12 - 31,16 F 26,09 F
S 8-40 40 101,96 106,44 40 12 - 33,15 F 27,83 F
S 8-42 42 107,05 111,55 40 12 - 33,90 F 28,45 F
S 8-44 44 112,14 116,65 40 12 - 37,48 F 31,45 F
S 8-48 48 122,31 126,85 40 12 - 43,74 F 36,71 F
S 8-50 50 127,40 131,96 40 12 - 47,16 F 39,58 F

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

stainless 

steel



Our other products

BLH30

Right angled gearbox,
from 1.32 to 4.40 Nm

ZG1

Spur gear, Machined
plastic (delrin)

PITAss

Locking bolt, with T
handle

CHM63

Worm and wheel
gearbox, up to 196
Nm

UGH20

H Type Guide units,
For Ø20 actuators

BSPT

Clip for guide, Round

B332

Right angled gearbox,
miniature

CHAC4040SS

Hinge, Square with
riveted pin, drilled

SC2

Rigid coupling,
Clamping jaw

RTE

Rotex®, flexible,
Aluminium

ZDB

Machined plastic
bevel gear (delrin),
2:1

DFG

Suction cup, silicon

Complementary products

PCS8ECO

Chain sprocket - steel,
8mm (DIN 05B-1)

SUA4

Chain per metre, Steel

RLR

Tightener for chains,
Roll-Ring® Self-
adjusting

PTR

Idler chain sprocket,
For standard
applications
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