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Adjustable latch clamp with catch plate
Span adjustable from 82 to 92mmSVG26

 Part number
Price each

1 to 9
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Ø3,7

Ø5,2

Ø6,3

17,4 6,4

11 11

SVG26-82-92 82 to 92 26,4 Steel Galvanised 48 4 6,75 F
SVG26-82-92/SS 82 to 92 26,4 S-Steel 304 Natural 48 4 11,32 F

					     Weight
	 A	 B	 Material	 Finish	 (g) Stock*

*Subject to availability - Dimensions in mm

- �Adjustable latch  
clamp with cath-plate

- ��M�aterials:  
Chromed steel 
Non treated 304  
stainless steel

.Application.
- ��Clamping system for  

industrial applications
- �Fold down the handle  

after attaching the hook
- �Span is adjusted  

by turning the hook

steel or  

stainless steel

With padlock holder

DISCOUNTS
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request
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Adjustable latch clamp with catch plate
Span adjustable from 106.7 to 121.4mm SVG32

 Part number
Price each

1 to 9

16,7

2,7

B

7,2

7,2

8,8

8,8
30

3
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50,2

45

24,4
6,8

Ø5,2

Ø6
Ø5

Ø5,2

35,2

11 16

SVG32-106-121 106,7 to 121,4 32 Steel Galvanised 102 6,60 F
SVG32-106-121/SS 106,7 to 121,4 32 S-Steel 304 Natural 102 18,91 F

					     Weight	
	 A	 B	 Material	 Finish	 (g)

*Subject to availability - Dimensions in mm

- �Adjustable latch clamp  
with cath-plate

- ��M�aterials:  
Chromed steel 
Non treated 304  
stainless steel

.Application.
- ��Clamping system for  

industrial applications
- �Fold down the handle  

after attaching the hook
- �Span is adjusted  

by turning the hook

steel or  

stainless steel

With padlock holder

DISCOUNTS
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request
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Adjustable latch clamp with catch plate
Span adjustable from 118 to 130.5mmSVG39
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Ø3
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Ø4,9

35,1
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 Part number
					     Weight
	 A	 B	 Material	 Finish	 (g)

Price each
1 to 9

SVG39-118-130 118 to 130,5 39,3 Steel Galvanised 124 4 11,51 F
SVG39-118-130/SS 118 to 130,5 39,3 S-Steel 304 Natural 124 4 25,25 F

Stock*

*Subject to availability - Dimensions in mm

- �Adjustable latch clamp 
with cath-plate

- ��M�aterials:  
Chromed steel 
Non treated 304  
stainless steel

.Application.
- ��Clamping system for  

industrial applications
- �Fold down the handle  

after attaching the hook
- �Span is adjusted  

by turning the hook

steel or  

stainless steel

With padlock holder

DISCOUNTS
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request
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Adjustable latch clamp with catch plate
Span adjustable from 174 to 190mm SVG50

 Part number
					     Weight
	 A	 B	 Material	 Finish	 (g)

Price each
1 to 9

SVG50-174-190 174 to 190 50 Steel Galvanised 236 4 14,75 F
SVG50-174-190/SS 174 to 190 50 S-Steel 304 Natural 236 - 48,36 F

Stock*
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B34,2
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7
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A

30
60
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22,6 Ø5,2

Ø5,7

Ø5

Ø9

Ø5

30

steel or  

stainless steel

*Subject to availability - Dimensions in mm

- �Adjustable latch clamp  
with cath-plate

- Screw fixing
- ��M�aterials:  

Chromed steel 
Non treated 304  
stainless steel

.Application.
- ��Clamping system for  

industrial applications
- �Fold down the handle  

after attaching the hook
- �Span is adjusted by 

turning the hook

With padlock 
holder

DISCOUNTS
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request



Our other products

PFM

Fixed levelling foot,
Flanged plate

PLM-SC

Magnetic stud with
threaded hole, With
threaded hole

HLUT

Spoked handwheel
with handle,
Aluminium

T5M_T10M

T type timing belt per
metre, T10 Steel
cored polyurethane

TIFbout

Threaded stud -
DIN976A, Steel

GLB

Small 6 lobe female
handle,
Technopolymer -
Stainless steel

PM4

Worm and wheel set,
Hardened steel

SSDB

Stainless steel bevel
gear, 2:1

DFG

Flat suction cup,
silicon

CYS

Internal circlip
DIN472, internal DIN
472

BPM-Z

Plastic slotted spring
plunger with ball tip,
Plastic body +
plastic...

J64

Spur gear coaxial
gearbox, from 0.57 to
2.25 Nm - Inline

Complementary products

SVG

Adjustable latch
clamp with strike
plate, Stroke from
106,7mm to 121...

SVG

Adjustable latch
clamp with strike
plate, Stroke from
118mm to 130,5mm

GEC

Rubber latch clamp
with strike plate,
Lockable

GAC

Latch clamp with lock,
Lockable
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