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Allows position to be quickly adjusted

Max Moving torque Price
eachGuide supported on hand Indication Weight*

Part number Stroke rod load (kg) wheel (Nm) r 1 rev (kg)
TBD1-100-CV 100 TR10x2 2 0,30 002,0 1,62 625,52 F
TBD1-200-CV 200 TR10x2 2 0,30 002,0 1,84 629,12 F
TBD1-300-CV 300 TR10x2 2 0,30 002,0 2,06 632,75 F
TBD1-400-CV 400 TR10x2 2 0,30 002,0 2,28 636,32 F

TBD1
-  Table with right and left handed 

leadscrews that allow manual  
position adjustment

- Right handed leadscrew TR10x2
- 12mm guide rods
-  Guided by 2 steel rods on 4 brass 

bearings(no sealing joints) xxx
-  With position indicator  

and hand wheel
- Axial precision: <0.1 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5 to +80 °C

.Option.
-  Intermediate support  

contact us

*Weight without hand wheel or indicator - Dimensions in mm

Manual table with opposite threads

Position indicator

Hand wheel

Intermediate support plate (optional)

M/2 M/2 M M

F/2 F/2 F F

SS S

Without intermediate 
support

With intermediate
supportStatic Dynamic

Fmax (daN) 20 5
Cmax (Nm) 8 2
Mmax (Nm) 10 2

(50mm < r < 200mm)

Accurate to 0.1 mm
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142+stroke
Total stroke

Ø50 M6

Position 
indicator

46

Ø12

QUICK 
DELIVERY

r

PC = P (N) x r (m)

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
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Allows position to be quickly adjusted

Max Moving torque Price
eachGuide supported on hand Indication Weight*

Part number Stroke rod load (kg) wheel (Nm) r 1 rev (kg)
TBD2-100-CV 100 TR12x3 5 0,45 003,0 2,86 698,23 F
TBD2-200-CV 200 TR12x3 5 0,45 003,0 3,22 704,16 F
TBD2-300-CV 300 TR12x3 5 0,45 003,0 3,58 710,08 F
TBD2-400-CV 400 TR12x3 5 0,45 003,0 3,94 715,99 F

TBD2
-  Table with right and left handed 

leadscrews that allow manual  
position adjustment

- Right handed leadscrew TR12x3
- 16 mm guide rods
-  Guided by 2 steel rods on 4 brass 

bearings(no sealing joints)
-  With position indicator and  

hand wheel
- Axial precision: <0.1 mm
- M aterial: 

Aluminium, steel
- Working temperature range: +5 to +80 °C

.Option.
-  Intermediate support  

contact us 

* Weight without hand wheel or indicator - Dimensions in mm

M/2 M/2 M M

F/2 F/2 F F

SS S

Without intermediate 
support

With intermediate 
supportStatic Dynamic

Fmax (daN) 40 12
Cmax (Nm) 17 4
Mmax (Nm) 20 5

(60mm < r < 250mm)
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9882
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Ø16
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58
154+total stroke

170+stroke
Total stroke

Ø60 M8

Position 
indicator

Position indicator

Hand wheel

Intermediate support plate (optional)

Accurate to 0.1 mm

QUICK 
DELIVERY

r

PC = P (N) x r (m)

Manual table with opposite threads

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
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Allows position to be quickly adjusted

Max Moving torque Price
eachGuide supported on hand Indication Weight*

Part number Stroke rod load (kg)  wheel (Nm) r 1 rev (kg)
TBD3-100-CV 100 TR16x4 20 0,60 004,0 6,42 908,55 F
TBD3-200-CV 200 TR16x4 20 0,60 004,0 7,04 916,42 F
TBD3-300-CV 300 TR16x4 20 0,60 004,0 7,66 924,28 F
TBD3-400-CV 400 TR16x4 20 0,60 004,0 8,28 932,17 F

TBD3
-  Table with right and left handed 

leadscrews that allow manual  
position adjustment

- Right handed leadscrew TR16x4
- 20mm guide rods
-  Guided by 2 steel rods on 4 brass 

bearings(no wiper joints) 
- With position indicator and hand wheel
- Axial precision: <0.1 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5 to +80 °C

.Option.
-  Intermediate support  

contact us 

* Weight without hand wheel or indicator - Dimensions in mm

M/2 M/2 M M

F/2 F/2 F F

SS S

Without intermediate 
support

With intermediate 
supportStatic Dynamic

Fmax (daN) 80 25
Cmax (Nm) 29 7
Mmax (Nm) 74 18

(80mm < r < 300mm)
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13,5

18
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10,5
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4xØ11
8

4648

8xM8

48 48 20 130 130 1 20

12810872

Ø20

115 130

115 115
282+total stroke

302+ total stroke
Total stroke

Ø70 M10

Position 
indicator

Position indicator

Hand wheel

Intermediate support plate (optional)

Accurate to 0.1 mm

QUICK 
DELIVERY

r

PC = P (N) x r (m)

Manual table with opposite threads

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
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Max Moving torque Indication Price
eachGuide supported on hand r 1 Weight*

Part number Stroke rod load (kg) wheel (Nm) rev (kg)
TBD4-100-CV 100 TR16x4 40 0,60 004,0 11,30 1 107,96 F
TBD4-200-CV 200 TR16x4 40 0,60 004,0 12,20 1 118,19 F
TBD4-300-CV 300 TR16x4 40 0,60 004,0 13,10 1 128,39 F
TBD4-400-CV 400 TR16x4 40 0,60 004,0 14,00 1 138,63 F

TBD4
-  Table with right and left handed 

leadscrews that allow manual  
position adjustment

- Right handed leadscrew TR12x3
- 16 mm guide rods
-  Guided by 2 steel rods on 4 brass 

bearings (no sealing joints)
-  With position indicator  

and hand wheel
- Axial precision: <0.1 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5 to +80 °C

.Option.
-  Intermediate support  

contact us 

*Weight without hand wheel or indicator - Dimensions in mm

M/2 M/2 M M

F/2 F/2 F F

SS S

Without intermediate 
support

With intermediate 
supportStatic Dynamic

Fmax (daN) 160 50
Cmax (Nm) 52 12
Mmax (Nm) 140 35

(100mm < r < 350mm)

48

17

20

30

12

57

4xØ1311

5658

8xM10

48 48 25 160 160 1 25

15613288

Ø25

140 160

140 140
347+total stroke

372+ total stroke
Total stroke

Ø70 M10

Position 
indicator

Position indicator

Hand wheel

Intermediate support plate (optional)

Accurate to 0.1 mm

QUICK 
DELIVERY

r

PC = P (N) x r (m)

Allows position to be quickly adjusted
Manual table with opposite threads

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request



Our other products

PCS62SS

Chain sprocket -
Stainless steel,
15.875mm (DIN
08B-1)

PR125rehausse

Extension for
articulated foot Ø123,
articulated foot PR125

AC

Strike for toggle latch,
12mm

ACL-APB

Closing system for
aluminium profile,
Magnetic door stop

PM3

Worm and wheel set,
Bronze

PPD

Indexing plunger for
sheets, For sheet
metal

PR40

Articulated foot Ø40,
Ø 40

UCFL_PBT

Stainless
steel/Polymer flanged
bearing, Polymer and
stainless steel

GE

Toggle latches,
Miniature

BKGS

Backlash free
coupling Gerwah®,
from 1.2 to 450Nm

GGP

Male wing knob,
Technopolymer with
brass spindle

DIV

Locking bolt, With grip
- Steel

Complementary products

TBEBASE10

Economic mini-table
with trapezoidal
leadscrew, 1kg

TBE12

Economic mini-table
with trapezoidal
leadscrew, 2kg

TBE16

Economic mini-table
with trapezoidal
leadscrew, 5kg

TBL

Mini leadscrew table
with metric thread,
1kg
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