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4xM6
10

10

85 5+ stroke 29

83

73
Position 
indicator

Ø12

46

1244 5

43

32

67

4xØ6,5

Ø50
M6

136 + stroke
7

482834

For vertical strokes - Ø 12 mm column

Max Moving Indication
Guide supported torque on hand for 1 Weight*

Part number Stroke rod load (kg) wheel(Nm) rev   (kg) Price each
TBV1-50-CV 50 TR10x2 3 0,30 002,0 1,20 498,42 F
TBV1-100-CV 100 TR10x2 3 0,30 002,0 1,31 498,42 F
TBV1-150-CV 150 TR10x2 3 0,30 002,0 1,42 502,03 F
TBV1-200-CV 200 TR10x2 3 0,30 002,0 1,53 502,03 F
TBV1-300-CV 300 TR10x2 3 0,30 002,0 1,75 505,67 F

TBV1
Manually operated leadscrew 
table
- Right handed leadscrew TR10x2
- 12 mm diameter guide rods
-  Fixed by the extremities for vertical 

or off-centred applications
-  Guided by 2 steel rods on 4 brass 

bearings (no wiper joints)
-  With position indicator  

and button
- Axial precision <0.15 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5° to +80 °C

Manual lifting tables

*Weight without hand wheel or indicator - Dimensions in mm

QUICK 
DELIVERY

Position indicator

Button

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Accurate to 0.1mm
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4xM6
12

10

98 6+ stroke 38

98

88
Position 
indicator

Ø16

56

1644,5 6

45

45

78

4xØ8,5

Ø60
M8

164 + stroke
7

653438

For vertical strokes – Ø16 mm column

Max Moving Indication
Guide supported torque on hand for 1 Weight*

Part number Stroke rod load (kg) wheel(Nm) rev   (kg) Price each
TBV2-50-CV 50 TR12x3 7 0,45 003,0 2,11 544,49 F
TBV2-100-CV 100 TR12x3 7 0,45 003,0 2,29 544,49 F
TBV2-150-CV 150 TR12x3 7 0,45 003,0 2,47 550,40 F
TBV2-200-CV 200 TR12x3 7 0,45 003,0 2,65 550,40 F
TBV2-300-CV 300 TR12x3 7 0,45 003,0 3,01 556,31 F

TBV2
-  Manually operated leadscrew 

table
- Right handed leadscrew TR12x3
- 16mm diameter guide rods
-  Fixed by the extremities for vertical 

or off-centred applications
-  Guided by 2 steel rods on 4  

brass bearings (no wiper joints)
-  With position indicator  

and hand wheel
- Axial precision <0.15 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5° to +80°C

Manual lifting tables

Position indicator

Hand wheel

QUICK 
DELIVERY

*Weight without hand wheel or indicator - Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Accurate to 0.1mm
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4xM8
14

13,5

130 6+ stroke 48

128

115
Position 
indicator

Ø20

72

2048 6

48

62

102

4xØ11

Ø70
M10

210 + stroke
8

884448

For vertical strokes – Ø20 mm column

Max Moving Indication
Guide supported torque on hand for 1 Weight*

Part number Stroke rod load (kg) wheel(Nm) rev   (kg) Price each
TBV3-50-CV 50 TR16x4 12 0,60 004,0 4,12 660,21 F
TBV3-100-CV 100 TR16x4 12 0,60 004,0 4,43 660,21 F
TBV3-150-CV 150 TR16x4 12 0,60 004,0 4,74 668,11 F
TBV3-200-CV 200 TR16x4 12 0,60 004,0 5,05 668,11 F
TBV3-300-CV 300 TR16x4 12 0,60 004,0 5,67 675,97 F

TBV3
-  Manually operated leadscrew 

table
- Right handed leadscrew TR16x4
- 20 mm diameter guide rods
-  Fixed by the extremities for vertical 

or off-centred applications
-  With position indicator and  

hand wheel
- Axial precision <0.15 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5 to +80 °C

QUICK 
DELIVERY

*Weight without hand wheel or indicator - Dimensions in mm

Manual lifting tables

Position indicator

Hand wheel

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Accurate to 0.1mm
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4xM10
16

17

160 6+ stroke 58

156

140
Position 
indicator

Ø25

88

2548 6

70

68

126

4xØ13

Ø120
M10

255 + stroke
11

985458

For vertical strokes - Ø25 mm column

Max Moving Indication
Guide supported torque on hand for 1 Weight*

Part number Stroke rod load (kg) wheel(Nm) rev   (kg) Price each
TBV4-50-CV 50 TR16x4 20 1,25 004,0 7,28 821,26 F
TBV4-100-CV 100 TR16x4 20 1,25 004,0 7,73 821,26 F
TBV4-150-CV 150 TR16x4 20 1,25 004,0 8,18 831,48 F
TBV4-200-CV 200 TR16x4 20 1,25 004,0 8,63 831,48 F
TBV4-300-CV 300 TR16x4 20 1,25 004,0 9,53 841,69 F

TBV4
-  Manually operated leadscrew table
- Right handed leadscrew TR16x4
- 25 mm diameter guide rods
-  Fixed by the extremities for  

vertical or off-centred applications
-  Guided by 2 steel rods on 4 brass 

bearings (no wiper joints)
-  Axial precision  

(in locked position) <0.05 mm
-  With position indicator and  

hand wheel
- Axial precision <0.15 mm
- M aterial: 

Aluminium, steel
-  Working temperature range:  

+5 to + 80°C

Position indicator

Hand wheel

QUICK 
DELIVERY

*Weight without hand wheel or indicator - Dimensions in mm

Manual lifting tables

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Accurate to 0.1mm



Our other products

WSSss

Symmetrical S shaped
hook stainless steel,
Stainless steel

RDS

Safety washer
Hygienic Usit®,
Stainless steel

VP

Small 6 lobe threaded
handle - male,
Duroplast - Steel

WJUM20

Drylin® W bearing
block, Slide

PW_PWG2

Worm - precision
range, Steel

ACLEPP

Right angled bracket
for aluminium profile,
8 holes

ACLCHAR

Hinge for aluminium
profile, With
elongated holes

DCA

Suction cup, 1.5
bellows, silicon

H2

Crossed helical gear
crossed axis at 90°,
Steel 20NCD2

DEP

Tools Hygienic Usit®
and Hygienic
Design®, Socket for
mounting Hyg...

CMM

Male rod ends DIN
ISO12240-4, Steel /
bronze

PRES

Manual workbench
press accessory for
PRES-3HR end
PRES-4HR, Tool hol...

Complementary products

TBEBASE10

Economic mini-table
with trapezoidal
leadscrew, 1kg

TBE12

Economic mini-table
with trapezoidal
leadscrew, 2kg

TBE16

Economic mini-table
with trapezoidal
leadscrew, 5kg

TBL

Mini leadscrew table
with metric thread,
1kg
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